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SNR]. |5 A BRAND OF NTN CORPORATION
THROUGH ITS EUROPEAN SUBSIDIARY NTN-SNR

Strong of a 100 years of experience, SNR brand is famous worldwide for its
leading position in Automotive market (wheel, clutch, gearbox, suspension).
SNR production and quality levels are also particularly appreciated in
Aerospace industry, typically in aircraft turbo-engines and helicopter gearboxes
and blade roots.

SNR has used all its design and manufacturing know-how for the development of

the SNR ball bearing unit range by implementing the most severe specifications

and the strongest quality processes.

Headquartered in Osaka, Japan, NTN is a leading manufacturer of precision
mechanical parts and components. Particularly in the world bearing market,
NTN has the largest market share of hub bearings and the second largest of
driveshafts. NTN products lead the world with a high level of quality, and are

chosen by companies around the world.
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BECAUSE EFFICIENCY IS A MUST,
SNR PROPOSES A COMPACT BEARING UNIT RANGE,
WITH JUST THE ESSENTIAL OF DIMENSIONS AND OPTIONS,
BENEFITING FROM A PREMIUM BRAND QUALITY.

YOUR BENEFITS USING THIS RANGE

BOOST YOUR COMPETITIVENESS WITHOUT COMPROMISING TECHNICAL PERFORMANCE
Profit from high volume popular bearings designed with Premium specifications only.

INCREASE YOUR PURCHASING EFFICIENCY
No additional supplier in your panel requested. Your NTN sales engineer supplies both NTN and SNR
brand offers.

MAKE YOUR LOGISTICS AND QUALITY PROCESS SMOOTH
Continue business as usual with NTN.
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System G2: Outer ring with 4 lubrication
holes in 2 lines

SNR TECHNICAL KEY POINTS

SEALS @

UC20062 and EX200G2 US200G2

Nitrile rubber single lip seal reinforced Nitrile rubber single lip seal over-molded
by a metal core with an additional on sheet metal ring

deflector shield

LUBRICATION SYSTEM G2 @

SNR bearing inserts are equipped with 4 lubrication bores in 2 lines.
This re-lubrication system allows reversed installation of inserts and
can thus be used in both SNR housing designs (Asian and European).

SHAFT FIXATION ©

Bearing inserts type UC and US are attached to the shaft by means of
set screws. EX inserts are fixed by an eccentric locking collar secured
by a set screw.

SNR set screw type: knurled design. ‘

RADIAL BEARING CLEARANCE
SNR Bearing inserts are manufactured with increased bearing clearance
Group N acc. to ISO 9628.

CAGE ¥
All SNR Bearing inserts are equipped with steel cages as standard.
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SNR BU CATALOGUE BEARING INSERTS
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Remarks
Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type

B
EX200G2

SNR BRAND
: Overall width
NTNP(;(:F’?‘S'":‘[:’I:"T“Q NR PartNanber | diameter | dameter | ok | R inclldcelgﬁgm' Weight | PYeN® | Stticioad | Adnmisibe Woring
@inmm) | @inmm) | Cinmm) | @inmm) | collar ko) (kN) (kN) Temperature range
(B1 in mm)
UC204-012D1 UC204-1262 19,05 47 16 31 - 017 | 1280 | 665 | from-20C°to-+100C°
UC204D1 UC20462 20 47 16 31 - 017 | 1280 | 665 | from-20C°to+100C°
UC205-014D1 UC205-14G2 2225 | 52 17 34 - 021 | 1400 | 788 | from-20C°to+100C°
UC205-015D1 UC205-1562 23813 | 52 17 34 - 021 | 1400 | 788 | from-20C°to+100C°
UC205-100D1 UC205-16G2 25,4 52 17 34 - 02 1400 | 7,88 | from-20C°to+100C°
UC205D1 UC20562 25 52 17 34 ; 021 | 1400 | 788 | from-20C°to+100C°
UC206-102D1 UC206-1862 28,575 | 62 19 38,1 ; 034 | 1950 | 11,20 | from-20C° to+100C°
UC206-103D1 UC206-1962 30,163 | 62 19 38,1 - 031 | 1950 | 11,20 | from-20C°to+100C°
UC206-104D1 UC206-2062 31,75 62 19 38,1 - 03 1950 | 11,20 | from-20C° to+100C°
UC206D1 UC206G2 30 62 19 38,1 ; 032 | 1950 | 11,20 | from-20C°to-+100C°
UC207-104D1 UC207-2062 31,75 72 20 42,9 - 053 | 2570 | 1520 | from-20C°to-+100C°
UC207-105D1 UC207-21G2 33338 | 72 20 42,9 - 051 | 2570 | 1520 | from-20C° to+100C°
UC207-106D1 UC207-2262 3495 | 72 20 429 - 048 | 2570 | 1520 | from-20C° to+100C°
UC207-107D1 UC207-23G2 36513 | 72 20 429 - 045 | 2570 | 1520 | from-20C° to+100C°
UC207D1 UC20762 35 72 20 429 - 047 | 2570 | 1520 | from-20C° to+100C°
UC208-108D1 UC208-24G2 38,1 80 21 49,2 , 068 | 2960 | 1820 | from-20C° to+100C°
UC208-109D1 UC208-2562 39688 | 80 21 49,2 . 065 | 2960 | 1820 | from-20C°to-+100C°
UC208D1 UC20862 40 80 21 49,2 - 064 | 2960 | 1820 | from-20C°to-+100C°
UC209-110D1 UC209-2662 #2175 | 85 29 49,2 ; 078 | 31,85 | 2080 | from-20C°to-+100C°
UC209-111D1 UC209-2762 42863 | 85 29 49,2 ; 074 | 3185 | 2080 | from-20C°to+100C°
UC209-112D1 UC209-2862 44,45 85 29 49,2 - 07 31,85 | 2080 | from-20C° to+100C°
UC209D1 UC20962 45 85 22 49,2 - 068 | 3185 | 20,80 | from-20C° to+100C°
UC210-114D1 UC210-30G2 47625 | 90 23 51,6 - 087 | 3510 | 2320 | from-20C° to+100C°
UC210-115D1 UC210-3162 49213 | 90 23 51,6 - 082 | 3510 | 2320 | from-20C°to+100C°
UC210D1 UC21062 50 9 23 51,6 - 08 3510 | 2320 | from-20C°to+100C°
UC211-200D1 UC211-3262 50,8 100 25 55,6 ; 127 | 4355 | 2920 | from-20C° to+100C°
UC211-202D1 UC211-3462 53975 | 100 25 55,6 ; 117 | 4355 | 2920 | from -20C° to+100C°
UC211-203D1 UC211-3562 55563 | 100 25 55,6 - 11 4355 | 2920 | from -20C° to +100C°
UC211D1 UC21162 55 100 25 55,6 ; 112 | 4355 | 2920 | from -20C° to+100C°
UC212-204D1 UC212-3662 5715 | 110 27 65,1 . 167 | 5250 | 32,80 | from -20C° to+100C°
UC212-206D1 UC212-38G2 60,325 | 110 27 65,1 - 153 | 5250 | 32,80 | from -20C° to+100C°
UC212-207D1 UC212-39G2 61,913 | 110 27 65,1 - 145 | 5250 | 32,80 | from -20C° to+100C°
UC212D1 UC21262 60 110 27 65,1 - 153 | 5250 | 32,80 | from -20C° to+100C°
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SNR BU CATALOGUE BEARING INSERTS Remarks

Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type
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UC20062 US200G2 EX200G2
R BRANL
TG _ _ Overall width .
O et | ganetr | camer | R | R | ooy | MO | Vg | Saoi | pdmisite o
(dinmm) | Dinmm) | (Cinmm) | (Binmm) collar (kN)
(B1 in mm)

UEL204-012D1W3 | EX204-12G2 19,05 47 16 34 43,5 0,22 12,80 6,65 from -20C° to +100C°
UEL204D1W3 EX204G2 20 47 16 34 43,5 0,22 12,80 6,65 from -20C° to +100C°
UEL205-014D1W3 | EX205-14G2 22,225 52 17 34,8 443 0,25 14,00 7,88 from -20C° to +100C°
UEL205-015D1W3 | EX205-15G2 23,813 52 17 34,8 443 0,25 14,00 7,88 from -20C° to +100C°
UEL205-100D1W3 | EX205-16G2 254 52 17 34,8 443 0,24 14,00 7,88 from -20C° to +100C°
UEL205D1W3 EX205G2 25 52 17 34,8 443 0,25 14,00 7,88 from -20C° to +100C°
UEL206-102D1W3 | EX206-18G2 28,575 62 19 36,4 48,3 0,43 19,50 11,20 from -20C° to +100C°
UEL206-103D1W3 | EX206-19G2 30,163 62 19 36,4 48,3 0,4 19,50 11,20 from -20C° to +100C°
UEL206-104D1W3 | EX206-20G2 31,75 62 19 36,4 48,3 0,38 19,50 11,20 from -20C° to +100C°
UEL206D1W3 EX206G2 30 62 19 36,4 48,3 0,41 19,50 11,20 from -20C° to +100C°
UEL207-104D1W3 | EX207-20G2 31,75 72 20 37,6 51,1 0,66 25,70 15,20 from -20C° to +100C°
UEL207-105D1W3 | EX207-21G2 33,338 72 20 37,6 511 0,64 25,70 15,20 from -20C° to +100C°
UEL207-106D1W3 | EX207-22G2 34,925 72 20 37,6 51,1 0,61 25,70 15,20 from -20C° to +100C°
UEL207-107D1W3 | EX207-23G2 36,513 72 20 37,6 51,1 0,58 25,70 15,20 from -20C° to +100C°
UEL207D1W3 EX207G2 35 72 20 37,6 51,1 0,60 25,70 15,20 from -20C° to +100C°
UEL208-108D1W3 | EX208-24G2 38,1 80 21 42,8 56,3 0,83 29,60 18,20 from -20C° to +100C°
UEL208-109D1W3 | EX208-25G2 39,688 80 21 42,8 56,3 0,82 29,60 18,20 from -20C° to +100C°
UEL208D1W3 EX208G2 40 80 21 42,8 56,3 0,78 29,60 18,20 from -20C° to +100C°
UEL209-110D1W3 | EX209-26G2 41,275 85 22 42,8 56,3 0,96 31,85 20,80 from -20C° to +100C°
UEL209-111D1W3 | EX209-27G2 42,863 85 22 42,8 56,3 0,91 31,85 20,80 from -20C° to +100C°
UEL209-112D1W3 | EX209-28G2 44,45 85 22 42,8 56,3 0,87 31,85 20,80 from -20C° to +100C°
UEL209D1W3 EX209G2 45 85 22 42,8 56,3 0,87 31,85 20,80 from -20C° to +100C°
UEL210-114D1W3  |EX210-30G2 47,625 90 23 49,2 62,7 1,10 35,10 23,20 from -20C° to +100C°
UEL210-115D1W3  |EX210-31G2 49,213 90 23 49,2 62,7 1,04 35,10 23,20 from -20C° to +100C°
UEL210D1W3 EX210G2 50 90 23 49,2 62,7 1,01 35,10 23,20 from -20C° to +100C°
UEL211-200D1W3  |EX211-32G2 50,8 100 25 55,4 71,3 1,58 43,55 29,20 from -20C° to +100C°
UEL211-202D1W3 | EX211-34G2 53,975 100 25 55,4 71,3 1,38 43,55 29,20 from -20C° to +100C°
UEL211-203D1W3 | EX211-35G2 55,563 100 25 55,4 71,3 1,36 43,55 29,20 from -20C° to +100C°
UEL211D1W3 EX211G2 55 100 25 55,4 71,3 1,39 43,55 29,20 from -20C° to +100C°
UEL212-204D1W3  |EX212-36G2 57,15 110 27 61,8 77,7 2,03 52,50 32,80 from -20C° to +100C°
UEL212-206D1W3  |EX212-38G2 60,325 110 27 61,8 71,7 1,80 52,50 32,80 from -20C° to +100C°
UEL212-207D1W3  |EX212-39G2 61,913 110 27 61,8 77,7 1,76 52,50 32,80 from -20C° to +100C°
UEL212D1W3 EX212G2 60 110 27 61,8 71,7 1,87 52,50 32,80 from -20C° to +100C°
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SNR BRAND

: Overall width
NTNP(;(:F’?‘S'":‘[:’I:"T“Q NR PartNanber | diameter | dameter | ok | R inclldcelgﬁgm' Weight | PYeN® | Stticioad | Adnmisibe Woring
@inmm) | @inmm) | Cinmm) | @inmm) | collar ko) (kN) (kN) Temperature range
(B1 in mm)

AS204-012D1 US204-1262 19,05 47 14 25 - 013 | 1280 | 665 | from-20C°to-+100C°
AS204D1 US20462 20 47 14 25 - 013 | 1280 | 665 | from-20C°to+100C°
AS205-014D1 US205-1462 22,205 | 52 15 27 - 018 | 1400 | 7,88 | from-20C°to+100C°
AS205-015D1 US205-1562 23813 | 52 15 27 ; 018 | 1400 | 7,88 | from-20C°to+100C°
AS205-100D1 US205-1662 254 52 15 27 - 016 | 1400 | 7,88 | from-20C°to+100C°
AS205D1 US20562 25 52 15 27 ; 017 | 1400 | 788 | from-20C°to+100C°
AS206-102D1 US206-1862 28575 | 62 16 30 ; 028 | 1950 | 11,20 | from-20C° to+100C°
AS206-103D1 US206-1962 30,163 | 62 16 30 - 025 | 1950 | 11,20 | from-20C° to+100C°
AS206-104D1 US206-20G2 31,75 62 16 30 ; 024 | 1950 | 11,20 | from-20C° to+100C°
AS206D1 US206G2 30 62 16 30 - 027 | 1950 | 11,20 | from-20C°to+100C°
AS207-106D1 US207-2262 34925 | 72 17 32 - 038 | 2570 | 1520 | from-20C°to+100C°
AS207-107D1 US207-2362 36513 | 72 17 32 - 037 | 2570 | 1520 | from-20C°to+100C°
AS207D1 US20762 35 72 17 32 - 042 | 2570 | 1520 | from-20C° to+100C°
AS208-108D1 US208-2462 38,1 80 18 34 - 060 | 2960 | 1820 | from-20C° to+100C°
AS208D1 US208G2 40 80 18 34 - 060 | 2960 | 1820 | from-20C° to+100C°
AS209-110D1 US209-2662 #2715 | 85 19 M2 ; 075 | 3185 | 2080 | from-20C°to+100C°
AS209-111D1 US209-2762 42863 | 85 19 42 . 072 | 3185 | 2080 | from-20C°to+100C°
AS209-112D1 US209-2862 44,45 85 19 4,2 - 067 | 31,85 | 2080 | from-20C°to+100C°
AS209D1 US209G2 45 85 19 M2 ; 065 | 31,85 | 2080 | from-20C°to-+100C°
AS210-114D1 US210-3062 47625 | 90 20 435 ; 080 | 3510 | 2320 | from-20C°to-+100C°
AS210-115D1 US210-3162 49213 | 90 20 435 - 078 | 3510 | 2320 | from-20C°to-+100C°
AS210D1 US21062 50 90 20 435 - 076 | 3510 | 2320 | from-20C°to+100C°
- US211-32G2 50,8 100 23 453 - 110 | 4355 | 2920 | from -20C° to+100C°
- US211-35G2 55563 | 100 23 45,3 - 105 | 4355 | 2920 | from -20C° to+100C°
- US211G2 55 100 23 45,3 - 107 | 4355 | 2920 | from -20C° to+100C°
- US212-3662 5745 | 110 2 53,7 ; 130 | 5250 | 3280 | from-20C° to+100C°
- US212-3962 61,913 | 110 2 53,7 . 122 | 5250 | 3280 | from-20C° to+100C°
- US21262 60 110 2 53,7 - 130 | 5250 | 32,80 | from-20C° to+100C°
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SNR BU CATALOGUE PILOW BLOCK UNITS

Remarks
Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type

UCP200

USP200

SNR BRAND

EXP200

NTN corresponding )
Part Number SNR Part Number SI\II\lIJ':nFt))E:;rrT SNR Part Number Bore 'diameter Housilng length Mogi';tt':rgczme Housir)g height She:]féig?]r;ter Weight

Bearing Unit Housing Bearing (d'in mm) (Lin mm) (J in mm) (H2 in mm) (Hin mm) (kg)
UCP204-012D1 UCP204-12 P204 UC204-12G2 19,05 127 95 65 33,3 0,67
UCP204D1 UCP204 P204 UC204G2 20 127 95 65 590 0,67
UCP205-014D1 UCP205-14 P205 UC205-14G2 22,225 140 105 70 36,5 0,81
UCP205-015D1 UCP205-15 P205 UC205-15G2 23,813 140 105 70 36,5 0,81
UCP205-100D1 UCP205-16 P205 UC205-16G2 25,4 140 105 70 36,5 0,80
UCP205D1 UCP205 P205 UC205G2 25 140 105 70 36,5 0,81
UCP206-102D1 UCP206-18 P206 UC206-18G2 28,575 165 121 83 42,9 1,44
UCP206-103D1 UCP206-19 P206 UC206-19G2 30,163 165 121 83 42,9 1,41
UCP206-104D1 UCP206-20 P206 UC206-20G2 31,75 165 121 83 42,9 1,40
UCP206D1 UCP206 P206 UC206G2 30 165 121 83 42,9 1,42
UCP207-104D1 UCP207-20 P207 UC207-20G2 31,75 167 127 94 47,6 1,73
UCP207-105D1 UcP207-21 P207 UC207-21G2 33,338 167 127 94 47,6 1,71
UCP207-106D1 UCP207-22 P207 UC207-22G2 34,925 167 127 94 47,6 1,68
UCP207-107D1 UCP207-23 P207 UC207-23G2 36,513 167 127 94 47,6 1,65
UCP207D1 ucP207 P207 UC207G2 35 167 127 94 47,6 1,67
UCP208-108D1 UCP208-24 P208 UC208-24G2 38,1 184 137 100 49,2 2,18
UCP208-109D1 UCP208-25 P208 UC208-25G2 39,688 184 137 100 49,2 2,15
UCP208D1 ucpP208 P208 UC208G2 40 184 137 100 49,2 2,14
UCP209-110D1 UCP209-26 P209 UC209-26G2 41,275 190 146 108 54 2,48
UCP209-111D1 UCP209-27 P209 UC209-27G2 42,863 190 146 108 54 2,44
UCP209-112D1 UCP209-28 P209 UC209-28G2 44,45 190 146 108 54 2,40
UCP209D1 UCP209 P209 UC209G2 45 190 146 108 54 2,38
UCP210-114D1 UCP210-30 P210 UC210-30G2 47,625 206 159 114 57,2 3,07
UCP210-115D1 UCP210-31 P210 UC210-31G2 49,213 206 159 114 57,2 3,02
UCP210D1 UcP210 P210 UC210G2 50 206 159 114 57,2 3,00
UCP211-200D1 UCP211-32 P211 UC211-32G2 50,8 219 171 126 63,5 3,87
UCP211-202D1 ucp211-34 P211 UC211-34G2 53,975 219 171 126 63,5 3,77
UCP211-203D1 UCP211-35 P211 UC211-35G2 55,563 219 17 126 63,5 3,70
UCP211D1 ucP211 P211 UC211G2 55 219 171 126 63,5 3,72
UCP212-204D1 UCP212-36 P212 UC212-36G2 57,15 241 184 138 69,8 517
UCP212-206D1 UCP212-38 P212 UC212-38G2 60,325 241 184 138 69,8 5,03
UCP212-207D1 UCP212-39 P212 UC212-39G2 61,913 241 184 138 69,8 4,95
UCP212D1 UcP212 P212 UC212G2 60 241 184 138 69,8 5,03
UELP204-012D1W3 | EXP204-12 P204 EX204-12G2 19,05 127 95 65 33,3 0,72
UELP204D1W3 EXP204 P204 EX204G2 20 127 95 65 33,3 0,72
UELP205-014D1W3 | EXP205-14 P205 EX205-14G2 22,225 140 105 70 36,5 0,85
UELP205-015D1W3 | EXP205-15 P205 EX205-15G2 23,813 140 105 70 36,5 0,85
UELP205-100D1W3 | EXP205-16 P205 EX205-16G2 254 140 105 70 36,5 0,84
UELP205D1W3 EXP205 P205 EX205G2 25 140 105 70 36,5 0,85
UELP206-102D1W3 | EXP206-18 P206 EX206-18G2 28,575 165 121 83 42,9 1,53
UELP206-103D1W3 | EXP206-19 P206 EX206-19G2 30,163 165 121 83 42,9 1,50
UELP206-104D1W3 | EXP206-20 P206 EX206-20G2 31,75 165 121 83 42,9 1,48
UELP206D1W3 EXP206 P206 EX206G2 30 165 121 83 42,9 1,51
UELP207-104D1W3 | EXP207-20 P207 EX207-20G2 31,75 167 127 94 47,6 1,86
UELP207-105D1W3 | EXP207-21 P207 EX207-21G2 33,338 167 127 94 47,6 1,84
UELP207-106D1W3 | EXP207-22 P207 EX207-22G2 34,925 167 127 94 47,6 1,81
UELP207-107D1W3 | EXP207-23 P207 EX207-23G2 36,513 167 127 94 47,6 1,78
UELP207D1W3 EXP207 P207 EX207G2 35 167 127 94 47,6 1,80
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SNR BU CATALOGUE PILOW BLOCK UNITS

Remarks
Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type

UCP200

USP200 EXP200

SNR BRAND

NTN corresponding )
Part Number SNR Part Number S,\I'\llf:nﬁ? SNR Part Number Bore 'diameter Housilng length Mogir;ttlgrgczole Housing height She:]féig?]r;ter Weight
Bearing Unit Housing Bearing (d'in mm) (Lin mm) (J in mm) (H2 in mm) (Hin mm) (kg)
UELP208-108D1W3 | EXP208-24 P208 EX208-24G2 38,1 184 137 100 49,2 2,33
UELP208-109D1W3 | EXP208-25 P208 EX208-25G2 39,688 184 137 100 49,2 2,32
UELP208D1W3 EXP208 P208 EX208G2 40 184 137 100 49,2 2,28
UELP209-110D1W3 | EXP209-26 P209 EX209-266G2 41,275 190 146 108 54 2,66
UELP209-111D1W3 | EXP209-27 P209 EX209-27G2 42,863 190 146 108 54 2,61
UELP209-112D1W3 | EXP209-28 P209 EX209-28G2 44,45 190 146 108 54 2,57
UELP209D1W3 EXP209 P209 EX209G2 45 190 146 108 54 2,57
UELP210-114D1W3 | EXP210-30 P210 EX210-30G2 47,625 206 159 114 57,2 3,30
UELP210-115D1W3 | EXP210-31 P210 EX210-31G2 49,213 206 159 114 57,2 3,24
UELP210D1W3 EXP210 P210 EX210G2 50 206 159 114 57,2 3,21
UELP211-200D1W3 | EXP211-32 P211 EX211-32G2 50,8 219 171 126 63,5 418
UELP211-202D1W3 | EXP211-34 P211 EX211-34G2 53,975 219 171 126 63,5 3,98
UELP211-203D1W3 | EXP211-35 P211 EX211-35G2 55,563 219 171 126 63,5 3,96
UELP211D1W3 EXP211 P211 EX211G2 55 219 171 126 63,5 3,99
UELP212-204D1W3 | EXP212-36 P212 EX212-36G2 57,15 241 184 138 69,8 5,53
UELP212-206D1W3 | EXP212-38 P212 EX212-38G2 60,325 241 184 138 69,8 5,30
UELP212-207D1W3 | EXP212-39 P212 EX212-39G2 61,913 241 184 138 69,8 5,26
UELP212D1W3 EXP212 P212 EX212G2 60 241 184 138 69,8 5,37
ASP204-012D1 USP204-12 P204 US204-12G2 19,05 127 95 65 33,3 0,63
ASP204D1 USP204 P204 US204G2 20 127 95 65 33,3 0,63
ASP205-014D1 USP205-14 P205 US205-14G2 22,225 140 105 70 36,5 0,78
ASP205-015D1 USP205-15 P205 US205-15G2 23,813 140 105 70 36,5 0,78
ASP205-100D1 USP205-16 P205 US205-16G2 25,4 140 105 70 36,5 0,76
ASP205D1 USP205 P205 US205G2 25 140 105 70 36,5 0,77
ASP206-102D1 USP206-18 P206 US206-18G2 28,575 165 121 83 42,9 1,38
ASP206-103D1 USP206-19 P206 US206-19G2 30,163 165 121 83 42,9 1,35
ASP206-104D1 USP206-20 P206 US206-20G2 31,75 165 121 83 42,9 1,34
ASP206D1 USP206 P206 US206G2 30 165 121 83 42,9 1,37
ASP207-106D1 USP207-22 P207 US207-22G2 34,925 167 127 94 47,6 1,58
ASP207-107D1 USP207-23 P207 US207-23G2 36,513 167 127 94 47,6 1,57
ASP207D1 uspP207 P207 US207G2 35 167 127 94 47,6 1,62
ASP208-108D1 USP208-24 P208 US208-24G2 38,1 184 137 100 49,2 2,10
ASP208D1 USP208 P208 US208G2 40 184 137 100 49,2 2,10
ASP209-110D1 USP209-26 P209 US209-26G2 41,275 190 146 108 54 2,45
ASP209-111D1 USP209-27 P209 US209-27G2 42,863 190 146 108 54 2,42
ASP209-112D1 USP209-28 P209 US209-28G2 44,45 190 146 108 54 2,37
ASP209D1 USP209 P209 US209G2 45 190 146 108 54 2,35
ASP210-114D1 USP210-30 P210 US210-30G2 47,625 206 159 114 57,2 3,00
ASP210-115D1 USP210-31 P210 US210-31G2 49,213 206 159 114 57,2 2,98
ASP210D1 USP210 P210 US210G2 50 206 159 114 57,2 2,96
- USP211-32 P211 US211-32G2 50,8 219 171 126 63,5 3,70
- USP211-35 P211 US211-35G2 55,563 219 171 126 63,5 3,65
- USP211 P211 US211G2 55 219 171 126 63,5 3,67
- USP212-36 P212 US212-366G2 57,15 241 184 138 69,8 4,80
- USP212-39 P212 US212-39G2 61,913 241 184 138 69,8 4,72
- UsP212 P212 US212G2 60 241 184 138 69,8 4,80
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SNR BU CATALOGUE 4-BOLT FLANGED UNITS

UCFP200

USFP200

Remarks
Bearing inserts use differe

NTN bearing inserts:

SNR bearing inserts:

nt versions of set screws.

UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

UC200 / US200 / EX200: knurled cup point type

SNR BRAND

EXF200

e SNR Part : . Mounting hole |, . | Mounting .
Part Number SNR Part Number Number SNR Part Number Boreldlameter Hous[ng length . Housmg height e Weight

Bearing Unit Housing Bearing (d'in mm) (Lin mm) (J in mm) (A'in mm) (Nin mm) (kg)
UCF204-012D1 UCF204-12 F204 UC204-12G2 19,05 86 64 25,5 12 0,57
UCF204D1 UCF204 F204 UC204G2 20 86 64 25,5 12 0,57
UCF205-014D1 UCF205-14 F205 UC205-14G2 22,225 95 70 27 12 0,81
UCF205-015D1 UCF205-15 F205 UC205-15G2 23,813 95 70 27 12 0,81
UCF205-100D1 UCF205-16 F205 UC205-16G2 25,4 95 70 27 12 0,80
UCF205D1 UCF205 F205 UC205G2 25 95 70 27 12 0,81
UCF206-102D1 UCF206-18 F206 UC206-18G2 28,575 108 83 31 12 1,14
UCF206-103D1 UCF206-19 F206 UC206-19G2 30,163 108 83 31 12 1,11
UCF206-104D1 UCF206-20 F206 UC206-20G2 31,75 108 83 31 12 1,10
UCF206D1 UCF206 F206 UC206G2 30 108 83 31 12 1,12
UCF207-104D1 UCF207-20 F207 UC207-20G2 31,75 117 92 34 14 1,53
UCF207-105D1 UCF207-21 F207 UC207-21G2 33,338 117 92 34 14 1,51
UCF207-106D1 UCF207-22 F207 UC207-22G2 34,925 117 92 34 14 1,48
UCF207-107D1 UCF207-23 F207 UC207-23G2 36,513 117 92 34 14 1,45
UCF207D1 UCF207 F207 UC207G2 35 117 92 34 14 1,47
UCF208-108D1 UCF208-24 F208 UC208-24G2 38,1 130 102 36 16 1,98
UCF208-109D1 UCF208-25 F208 UC208-25G2 39,688 130 102 36 16 1,95
UCF208D1 UCF208 F208 UC208G2 40 130 102 36 16 1,94
UCF209-110D1 UCF209-26 F209 UC209-26G2 41,275 137 105 38 16 2,28
UCF209-111D1 UCF209-27 F209 UC209-27G2 42,863 137 105 38 16 2,24
UCF209-112D1 UCF209-28 F209 UC209-28G2 44,45 137 105 38 16 2,20
UCF209D1 UCF209 F209 UC209G2 45 137 105 38 16 2,18
UCF210-114D1 UCF210-30 F210 UC210-30G2 47,625 143 111 40 16 2,57
UCF210-115D1 UCF210-31 F210 UC210-31G2 49,213 143 111 40 16 2,52
UCF210D1 UCF210 F210 UC210G2 50 143 111 40 16 2,50
UCF211-200D1 UCF211-32 F211 UC211-32G2 50,8 162 130 43 19 3,47
UCF211-202D1 UCF211-34 F211 UC211-34G2 53,975 162 130 43 19 3,37
UCF211-203D1 UCF211-35 F211 UC211-35G2 55,563 162 130 43 19 3,30
UCF211D1 UCF211 F211 UC211G2 55 162 130 43 19 3,32
UCF212-204D1 UCF212-36 F212 UC212-36G2 57,15 175 143 48 19 4,57
UCF212-206D1 UCF212-38 F212 UC212-38G2 60,325 175 143 48 19 4,43
UCF212-207D1 UCF212-39 F212 UC212-39G2 61,913 175 143 48 19 4,35
UCF212D1 UCF212 F212 UC212G2 60 175 143 48 19 4,43
UELF204-012D1W3 | EXF204-12 F204 EX204-12G2 19,05 86 64 25,5 12 0,62
UELF204D1W3 EXF204 F204 EX204G2 20 86 64 25,5 12 0,62
UELF205-014D1W3 | EXF205-14 F205 EX205-14G2 22,225 95 70 27 12 0,85
UELF205-015D1W3 | EXF205-15 F205 EX205-15G2 23,813 95 70 27 12 0,85
UELF205-100D1W3 | EXF205-16 F205 EX205-16G2 25,4 95 70 27 12 0,84
UELF205D1W3 EXF205 F205 EX205G2 25 95 70 27 12 0,85
UELF206-102D1W3 | EXF206-18 F206 EX206-18G2 28,575 108 83 31 12 1,23
UELF206-103D1W3 | EXF206-19 F206 EX206-19G2 30,163 108 83 31 12 1,20
UELF206-104D1W3 | EXF206-20 F206 EX206-20G2 31,75 108 83 31 12 1,18
UELF206D1W3 EXF206 F206 EX206G2 30 108 83 31 12 1,21
UELF207-104D1W3 | EXF207-20 F207 EX207-20G2 31,75 117 92 34 14 1,66
UELF207-105D1W3 | EXF207-21 F207 EX207-21G2 33,338 117 92 34 14 1,64
UELF207-106D1W3 | EXF207-22 F207 EX207-22G2 34,925 117 92 34 14 1,61
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SNR BU CATALOGUE 4-BOLT FLANGED UNITS Remarks

Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type

L | e = |"" |

UCF200 USF200 EXF200

SNR BRAND

ALIeL Lo SNR Part . . Mounting hole |, . | Mounting :
Part Number SNR Payt Number VT SNR Part Number Bore.dlameter Hous[ng length il Hous[ng height BT Weight
Bearing Unit Housing Bearing (d'in mm) (Lin mm) (J in mm) (A'in mm) (Nin mm) (kg)
UELF207-107D1W3 | EXF207-23 F207 EX207-23G2 36,513 117 92 34 14 1,58
UELF207D1W3 EXF207 F207 EX207G2 85 117 92 34 14 1,60
UELF208-108D1W3 | EXF208-24 F208 EX208-24G2 38,1 130 102 36 16 2,13
UELF208-109D1W3 | EXF208-25 F208 EX208-25G2 39,688 130 102 36 16 2,12
UELF208D1W3 EXF208 F208 EX208G2 40 130 102 36 16 2,08
UELF209-110D1W3 | EXF209-26 F209 EX209-26G2 41,275 137 105 38 16 2,46
UELF209-111D1W3 | EXF209-27 F209 EX209-27G2 42,863 137 105 38 16 2,41
UELF209-112D1W3 | EXF209-28 F209 EX209-28G2 44,45 137 105 38 16 2,37
UELF209D1W3 EXF209 F209 EX209G2 45 137 105 38 16 2,37
UELF210-114D1W3 | EXF210-30 F210 EX210-30G2 47,625 143 111 40 16 2,80
UELF210-115D1W3 | EXF210-31 F210 EX210-31G2 49,213 143 111 40 16 2,74
UELF210D1W3 EXF210 F210 EX210G2 50 143 111 40 16 2,71
UELF211-200D1W3 | EXF211-32 F211 EX211-32G2 50,8 162 130 43 19 3,78
UELF211-202D1W3 | EXF211-34 F211 EX211-34G2 53,975 162 130 43 19 3,58
UELF211-203D1W3 | EXF211-35 F211 EX211-35G2 55,563 162 130 43 19 3,56
UELF211D1W3 EXF211 F211 EX211G2 55 162 130 43 19 3,59
UELF212-204D1W3 | EXF212-36 F212 EX212-36G2 57,15 175 143 48 19 4,93
UELF212-206D1W3 | EXF212-38 F212 EX212-38G2 60,325 175 143 48 19 4,70
UELF212-207D1W3 | EXF212-39 F212 EX212-39G2 61,913 175 143 48 19 4,66
UELF212D1W3 EXF212 F212 EX212G2 60 175 143 48 19 4,77
ASF204-012D1 USF204-12 F204 US204-12G2 19,05 86 64 25,5 12 0,53
ASF204D1 USF204 F204 US204G2 20 86 64 25,5 12 0,53
ASF205-014D1 USF205-14 F205 US205-14G2 22,225 95 70 27 12 0,78
ASF205-015D1 USF205-15 F205 US205-15G2 23,813 95 70 27 12 0,78
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SNR BU CATALOGUE 4-BOLT FLANGED UNITS Remarks

Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type

UCF200 USF200 EXF200

SNR BRAND

NTN corresponding SNR Part Mounting hole Mounting ;
Part Number SNR Pa_n Number il SNR Part _Number Bore.diameter Housilng length - Housilng height G Weight

Bearing Unit Housing Bearing (din mm) (Lin mm) (J in mm) (A'in mm) (Nin mm) (ka)
ASF205-100D1 USF205-16 F205 US205-16G2 25,4 95 70 27 12 0,76
ASF205D1 USF205 F205 US205G2 25 95 70 27 12 0,77
ASF206-102D1 USF206-18 F206 US206-18G2 28,575 108 83 31 12 1,08
ASF206-103D1 USF206-19 F206 US206-19G2 30,163 108 83 31 12 1,05
ASF206-104D1 USF206-20 F206 US206-20G2 31,75 108 83 31 12 1,04
ASF206D1 USF206 F206 US206G2 30 108 83 31 12 1,07
ASF207-106D1 USF207-22 F207 US207-22G2 34,925 117 92 34 14 1,38
ASF207-107D1 USF207-23 F207 US207-23G2 36,513 117 92 34 14 1,37
ASF207D1 USF207 F207 US207G2 35 117 92 34 14 1,42
ASF208-108D1 USF208-24 F208 US208-24G2 38,1 130 102 36 16 1,90
ASF208D1 USF208 F208 US208G2 40 130 102 36 16 1,90
ASF209-110D1 USF209-26 F209 US209-26G2 41,275 137 105 38 16 2,25
ASF209-111D1 USF209-27 F209 US209-27G2 42,863 137 105 38 16 2,22
ASF209-112D1 USF209-28 F209 US209-28G2 44,45 137 105 38 16 2,17
ASF209D1 USF209 F209 US209G2 45 137 105 38 16 2,15
ASF210-114D1 USF210-30 F210 US210-3062 47,625 143 111 40 16 2,50
ASF210-115D1 USF210-31 F210 US210-31G2 49,213 143 111 40 16 2,48
ASF210D1 USF210 F210 US210G2 50 143 111 40 16 2,46
- USF211-32 F211 US211-32G2 50,8 162 130 43 19 3,30
- USF211-35 F211 US211-35G2 55,563 162 130 43 19 3,25
- USF211 F211 US211G2 55 162 130 43 19 3,27
- USF212-36 F212 US212-3662 57,15 175 143 48 19 4,20
- USF212-39 F212 US212-39G2 61,913 175 143 48 19 412
- USF212 F212 US2126G2 60 175 143 48 19 4,20

NTN BN o.0  winve 12



SNR BU CATALOGUE 2-BOLT FLANGED UNITS

UCFL200

Remarks
Bearing inserts use different versions of set screws.

NTN bearing inserts:

SNR bearing inserts:

USFL200

SNR BRAND

UC200 / AS200: ball point type

UEL200: Cup point type (eccentric locking collar)

EXFL200

UC200 / US200 / EX200: knurled cup point type

NTNP(::;:%:;(E;IHQ SNR Part Number SNR Part SNR Part Number |Bore diameter bl el o Hou_sing Housing width Mounting Weight
Bearing Unit Numper Bearing (din mm) Ie;ngth dlgtance h.e|ght (Lin mm) bpre 0 (ka)
Housing (Hin mm) (J in mm) (A'in mm) (N'in mm)
UCFL204-012D1 UCFL204-12 FL204 | UC204-12G2 19,05 113 90 25,5 60 12 0,47
UCFL204D1 UCFL204 FL204 | UC204G2 20 113 90 25,5 60 12 0,47
UCFL205-014D1 UCFL205-14 FL205 | UC205-14G2 22,225 130 99 27 68 16 0,61
UCFL205-015D1 UCFL205-15 FL205 | UC205-15G2 23,813 130 99 27 68 16 0,61
UCFL205-100D1 UCFL205-16 FL205 | UC205-16G2 25,4 130 99 27 68 16 0,60
UCFL205D1 UCFL205 FL205 | UC205G2 25 130 99 27 68 16 0,61
UCFL206-102D1 UCFL206-18 FL206 | UC206-18G2 28,575 148 117 31 80 16 0,94
UCFL206-103D1 UCFL206-19 FL206 | UC206-19G2 30,163 148 117 31 80 16 0,91
UCFL206-104D1 UCFL206-20 FL206 | UC206-20G2 31,75 148 117 31 80 16 0,90
UCFL206D1 UCFL206 FL206 | UC206G2 30 148 117 31 80 16 0,92
UCFL207-104D1 UCFL207-20 FL207 | UC207-20G2 31,75 161 130 34 90 16 1,23
UCFL207-105D1 UCFL207-21 FL207 | UC207-21G2 33,338 161 130 34 90 16 1,21
UCFL207-106D1 UCFL207-22 FL207 | UC207-22G2 34,925 161 130 34 90 16 1,18
UCFL207-107D1 UCFL207-23 FL207 | UC207-23G2 36,513 161 130 34 90 16 1,15
UCFL207D1 UCFL207 FL207 | UC207G2 35 161 130 34 90 16 1,17
UCFL208-108D1 UCFL208-24 FL208 | UC208-24G2 38,1 175 144 36 100 16 1,58
UCFL208-109D1 UCFL208-25 FL208 | UC208-25G2 39,688 175 144 36 100 16 1,55
UCFL208D1 UCFL208 FL208 | UC208G2 40 175 144 36 100 16 1,54
UCFL209-110D1 UCFL209-26 FL209 | UC209-26G2 41,275 188 148 38 108 19 1,98
UCFL209-111D1 UCFL209-27 FL209 | UC209-27G2 42,863 188 148 38 108 19 1,94
UCFL209-112D1 UCFL209-28 FL209 | UC209-28G2 44,45 188 148 38 108 19 1,90
UCFL209D1 UCFL209 FL209 | UC209G2 45 188 148 38 108 19 1,88
UCFL210-114D1 UCFL210-30 FL210 | UC210-30G2 47,625 197 157 40 115 19 2,27
UCFL210-115D1 UCFL210-31 FL210 | UC210-31G2 49,213 197 157 40 115 19 2,22
UCFL210D1 UCFL210 FL210 | UC210G2 50 197 157 40 115 19 2,20
UCFL211-200D1 UCFL211-32 FL211 | UC211-32G2 50,8 224 184 43 130 19 3,17
UCFL211-202D1 UCFL211-34 FL211 UC211-34G2 53,975 224 184 43 130 19 3,07
UCFL211-203D1 UCFL211-35 FL211 | UC211-35G2 55,563 224 184 43 130 19 3,00
UCFL211D1 UCFL211 FL211 | UC211G2 55 224 184 43 130 19 3,02
UCFL212-204D1 UCFL212-36 FL212 | UC212-36G2 57,15 250 202 48 140 23 3,97
UCFL212-206D1 UCFL212-38 FL212 | UC212-38G2 60,325 250 202 48 140 23 3,83
UCFL212-207D1 UCFL212-39 FL212 | UC212-39G2 61,913 250 202 48 140 23 3,75
UCFL212D1 UCFL212 FL212 | UC212G2 60 250 202 48 140 23 3,83
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SNR BU CATALOGUE 2-BOLT FLANGED UNITS Remarks

Bearing inserts use different versions of set screws.

NTN bearing inserts:  UC200 / AS200: ball point type
UEL200: Cup point type (eccentric locking collar)

SNR bearing inserts:  UC200 / US200 / EX200: knurled cup point type

] M L]
g | - i - -
H J 3 H 1 5 H 5 4
T | T
L A L | A L A
UCFL200 USFL200 EXFL200
R BRANL
0 DONQ ' . . . .
he SNR Part Number SNR Part SNR Part Number |Bore diameter by Mou_n i Lol Hou_smg Housing width Mounting Weight
Bearing Unit Numper Bearing (din mm) Ie;ngth dlgtance h.e|ght (Lin mm) bpre 0 (ka)
Housing (Hin mm) (J in mm) (A'in mm) (N'in mm)

UELFL204-012D1W3 | EXFL204-12 FL204 | EX204-12G2 19,05 113 90 25,5 60 12 0,52
UELFL204D1W3 EXFL204 FL204 | EX204G2 20 113 90 25,5 60 12 0,52
UELFL205-014D1W3 | EXFL205-14 FL205 | EX205-14G2 22,225 130 99 27 68 16 0,65
UELFL205-015D1W3 | EXFL205-15 FL205 | EX205-15G2 23,813 130 99 27 68 16 0,65
UELFL205-100D1W3 | EXFL205-16 FL205 | EX205-16G2 25,4 130 99 27 68 16 0,64
UELFL205D1W3 EXFL205 FL205 | EX205G2 25 130 99 27 68 16 0,65
UELFL206-102D1W3 | EXFL206-18 FL206 | EX206-18G2 28,575 148 117 31 80 16 1,03
UELFL206-103D1W3 | EXFL206-19 FL206 | EX206-19G2 30,163 148 117 31 80 16 1,00
UELFL206-104D1W3 | EXFL206-20 FL206 | EX206-20G2 31,75 148 117 31 80 16 0,98
UELFL206D1W3 EXFL206 FL206 | EX206G2 30 148 117 31 80 16 1,01
UELFL207-104D1W3 | EXFL207-20 FL207 | EX207-20G2 31,75 161 130 34 90 16 1,36
UELFL207-105D1W3 | EXFL207-21 FL207 | EX207-21G2 33,338 161 130 34 90 16 1,34
UELFL207-106D1W3 | EXFL207-22 FL207 | EX207-22G2 34,925 161 130 34 90 16 1,31
UELFL207-107D1W3 | EXFL207-23 FL207 | EX207-23G2 36,513 161 130 34 90 16 1,28
UELFL207D1W3 EXFL207 FL207 | EX207G2 35 161 130 34 90 16 1,30
UELFL208-108D1W3 | EXFL208-24 FL208 | EX208-24G2 38,1 175 144 36 100 16 1,73
UELFL208-109D1W3 | EXFL208-25 FL208 | EX208-25G2 39,688 175 144 36 100 16 1,72
UELFL208D1W3 EXFL208 FL208 | EX208G2 40 175 144 36 100 16 1,68
UELFL209-110D1W3 | EXFL209-26 FL209 | EX209-26G2 41,275 188 148 38 108 19 2,16
UELFL209-111D1W3 | EXFL209-27 FL209 | EX209-27G2 42,863 188 148 38 108 19 2,11
UELFL209-112D1W3 | EXFL209-28 FL209 | EX209-28G2 44,45 188 148 38 108 19 2,07
UELFL209D1W3 EXFL209 FL209 | EX209G2 45 188 148 38 108 19 2,07
UELFL210-114D1W3 | EXFL210-30 FL210 | EX210-30G2 47,625 197 157 40 115 19 2,50
UELFL210-115D1W3 | EXFL210-31 FL210 | EX210-31G2 49,213 197 157 40 115 19 2,44
UELFL210D1W3 EXFL210 FL210 | EX210G2 50 197 157 40 115 19 2,41
UELFL211-200D1W3 | EXFL211-32 FL211 EX211-32G2 50,8 224 184 43 130 19 3,48
UELFL211-202D1W3 | EXFL211-34 FL211 | EX211-34G2 53,975 224 184 43 130 19 3,28
UELFL211-203D1W3 | EXFL211-35 FL211 | EX211-35G2 55,563 224 184 43 130 19 3,26
UELFL211D1W3 EXFL211 FL211 | EX211G2 55 224 184 43 130 19 3,29
UELFL212-204D1W3 | EXFL212-36 FL212 | EX212-36G2 57,15 250 202 48 140 23 4,33
UELFL212-206D1W3 | EXFL212-38 FL212 | EX212-38G2 60,325 250 202 48 140 23 4,10
UELFL212-207D1W3 | EXFL212-39 FL212 | EX212-39G2 61,913 250 202 48 140 23 4,06
UELFL212D1W3 EXFL212 FL212 | EX212G2 60 250 202 48 140 23 417
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SNR BRAND

NTNP(;(:ﬁtslmnedrmg SNR Part Number SNR Part SNR Part Number |Bore diameter e HOL!Sing Housing width Mounting Weight
Bearing Unit Numper Bearing (dinmm) Igngth dlgtance h_elght (Lin mm) bpre 0 (kg)
Housing (H in mm) (J'in mm) (A'in mm) (N'in mm)
ASFL204-012D1 USFL204-12 FL204 | US204-12G2 19,05 113 90 25,5 60 12 0,43
ASFL204D1 USFL204 FL204 | US204G2 20 113 90 25,5 60 12 0,43
ASFL205-014D1 USFL205-14 FL205 | US205-14G2 22,225 130 99 27 68 16 0,58
ASFL205-015D1 USFL205-15 FL205 | US205-15G2 23,813 130 99 27 68 16 0,58
ASFL205-100D1 USFL205-16 FL205 | US205-16G2 25,4 130 99 27 68 16 0,56
ASFL205D1 USFL205 FL205 | US205G2 25 130 99 27 68 16 0,57
ASFL206-102D1 USFL206-18 FL206 | US206-18G2 28,575 148 117 31 80 16 0,88
ASFL206-103D1 USFL206-19 FL206 | US206-19G2 30,163 148 117 31 80 16 0,85
ASFL206-104D1 USFL206-20 FL206 | US206-20G2 31,75 148 17 31 80 16 0,84
ASFL206D1 USFL206 FL206 | US206G2 30 148 117 31 80 16 0,87
ASFL207-106D1 USFL207-22 FL207 | US207-22G2 34,925 161 130 34 90 16 1,08
ASFL207-107D1 USFL207-23 FL207 | US207-23G2 36,513 161 130 34 90 16 1,07
ASFL207D1 USFL207 FL207 | US207G2 35 161 130 34 90 16 1,12
ASFL208-108D1 USFL208-24 FL208 | US208-24G2 38,1 175 144 36 100 16 1,50
ASFL208D1 USFL208 FL208 | US208G2 40 175 144 36 100 16 1,50
ASFL209-110D1 USFL209-26 FL209 | US209-26G2 41,275 188 148 38 108 19 1,95
ASFL209-111D1 USFL209-27 FL209 | US209-27G2 42,863 188 148 38 108 19 1,92
ASFL209-112D1 USFL209-28 FL209 | US209-28G2 44,45 188 148 38 108 19 1,87
ASFL209D1 USFL209 FL209 | US209G2 45 188 148 38 108 19 1,85
ASFL210-114D1 USFL210-30 FL210 | US210-30G2 47,625 197 157 40 115 19 2,20
ASFL210-115D1 USFL210-31 FL210 | US210-31G2 49,213 197 157 40 115 19 2,18
ASFL210D1 USFL210 FL210 | US210G2 50 197 157 40 115 19 2,16
- USFL211-32 FL211 US211-32G2 50,8 224 184 43 130 19 3,00
- USFL211-35 FL211 | US211-35G2 55,563 224 184 43 130 19 2,95
- USFL211 FL211 | US211G2 55 224 184 43 130 19 2,97
- USFL212-36 FL212 | US212-36G2 57,15 250 202 48 140 23 3,60
- USFL212-39 FL212 | US212-39G2 61,913 250 202 48 140 23 3,52
- USFL212 FL212 | US212G2 60 250 202 48 140 23 3,60
15 NTN @E eve With You
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