
TRUCK RANGE 
Make the world a profitable  
road to drive
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North America 
NTN Bower Corp. Plants 
Macomb, ILLINOIS. USA

Europe 
NTN plants 
Seynod - France 
Mettman - Germany

Japan 
Okayama plant  

Japan 
Kuwana plants 

Japan 
Kongo Works Plant 

Japan 
Iwata plants 

NTN Europe TRUCK RANGE
The NTN Europe Truck Aftermarket range 
contains NTN and SNR bearings. Seven plants 
out of the 70 of the NTN Group are manufacturing 
bearings for heavy duty applications. 

The range includes products for European, 
Asian and American vehicles. Our products are 
sold under our 3 brands: NTN, SNR and BOWER 
depending on market specificities.

Our products are covering wheel, gearbox, 
differential and timing applications.NTN is a 
key player for the OE Truck manufacturers on 
all continents.

The existing Aftermarket Range
NTN Europe offers 607 part numbers for aftermarket. They give multiple solutions for 
our customers

234 wheel bearings for European vehicles
• 158 HDB items – tapered bearings
• 44 HDS items – specific axles bearings
• 32 HDP - wheel hub unit with bearings

356 gearbox and differential bearings
• 250 part numbers- European offer
• 106 part numbers – Asian offer

17 engine part numbers
• 6 timing pulleys for Asian vehicle: Hino Motors, Isuzu Trucks, UD Truck
• 9 alternators bearings for the main European Trucks brands
• 2 bearings for the cooling and electrical systems

By choosing our products, benefit from all our expertise:
• OE quality products tested and approved by our engineering Dpt
• Products for wheel axle, gearbox and differential
• Range covering the main truck brands  present in Europe
•  Applications for all types of heavy-duty vehicles – Trucks, Tractors, Trailers  

and Buses
NTN Europe also provides an extended range of products for light duty vehicles 
(integrated to our passenger car offer)
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New Product Family

WHEEL HUB UNIT FOR TRUCKS, 
TRACTORS, TRAILERS AND BUSES
Up-to-Date Solution: Our new SNR range of Truck Wheel Hub Units with Bearings provides a solution tailored for 
the Independent Automotive Aftermarket sector.
Truck-Focused Adaptation: Specifically adapted to the truck car park, this range aligns with market demand 
without any compromise on quality.
Integrated Design: The integrated wheel bearings and hub assemblies are meticulously designed to ease and 
accelerate the installation process.
Efficiency and Reliability: Our product range meets OE standards, ensuring top-notch quality.

Trucks manufacturer coverage
• 10 part-numbers for Volvo commercial vehicles
• 7 part-numbers for Renault Trucks commercial vehicles
• 4 part-numbers for DAF commercial vehicles
• 3 part-numbers for Mercedes-Benz commercial vehicles
• 3 part-numbers for Scania commercial vehicles

Trailers axle coverage
• 5 part-numbers for BPW trailers axle
• 3 part-numbers SAF trailers axle
• 1 part-number for Mercedes-Benz trailer axle

Some applications
• Renault Trucks - Premium 2 Distribution/Lander/Route, serie 

C/D/K/T, Magnum DXi/AE/E.Tech, Midliner M/S, Midlum, Kerax DXi
• Volvo – FE I/II, FH 12/16, FM 7/9/12/16, FM I, FM II, FMX, NH12, FL6, 

VM 220/270/310/330
• Mercedes-Benz – Actros, MP2/MP3, MP4/MP5, Antos, Axor 1/2, 

Atego, Arocs, Econic 2
• Scania – serie G/P/R/T 
• Buses - Mercedes-Benz Autobus Citaro, Econic, Tourismo, Travego
• Trailers – main SAF and BPW applications

Please request the detailed application and crosses  
to the NTN Europe sales team.

Focus on  
key figures

32 New  
part-numbers  

85% Car park 
coverage

Products tested and approved by NTN Europe
All our products are tested on test benches to ensure quality, safety and 
performance.

6 tests are carried out on wheel hubs with bearings

• 2 for hubs: rotating bending & cornering bending tests

• 2 for wheels: endurance and running tests 

•  2 for seals: mud/slurry tests for driven and non-driven applications and oil test 
for driven applications

All these tests are carried out to NTN Europe's strict specifications.

Easy to fit, 
SNR range will ensure quick 
assembly in the workshop while 
reducing vehicle downtime.
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SNR item Trucks 
Makers OE Numbers Applications Additional 

information

HDP001 Mercedes-
Benz

000 350 0535, 
000 350 2335

Mercedes-Benz axle - TE - 
TE4/2C6-9, TE4/3C6-9, TE4/8C6-9, TE5/2C7-9, TE5/3C 7-9, TE5/8C 7-9

Mercedes-Benz axle - TL - 
TL5/1C7-9, TL4/1C6-9, TL4/8C6-9, TL5/8C7-9

Position :  
Trailer axle - Disc 
brake
Bearings included : 
HDS103 - Bolts 
included

HDP002 DAF 1691621, 1697346, 1699327, 
1818004, 2019789

DAF LF55, CF65 (18t) 2001-2013, CF75/CF85 (19t to 35t) 2014 => / 2017 => 
DAF XF95 (18t to 32t) 2002-2006, XF105 (to 32t) 2005 =>
DAF XF (19t ot 35t) 2012 => / 2017 =>
DAF SB4000

Position :  
Front axle - Disc 
brake
Bearings included : 
HDS228

HDP003 DAF 1657637, 1812161,  
2019802

DAF LF45, LF55, CF65 (18t) 2001-2013, CF75/CF85 (19t to 35t) 2014 => / 2017 => 
DAF FAF XF95 (18t to 32t) 2002-2006, XF105 (to 32t) 2005 =>

DAF SB4000, SBR4000

Position : 
Rear axle - Disc 
brake
Bearing included : 
HDS239

HDP004 DAF 1389061, 1391517, 1391617, 
1818003, 2019853

DAF 65CF, 75CF, 85CF, 95XF (18t) 1997-2002, LF45, LF55, 
DAF CF65/CF75/CF85 (19t to 35t) 2014 => / 2017, XF95 2002-2006
DAF XF105 (to 32t) 2005 =>, XF (19t ot 35t) 2017
DAF SB4000, SBR4000

Position :  
Rear axle - Disc 
brake
Bearings included : 
HDS239 & HDS248

HDP005 SAF 3 307 3045 00, 03 307 3045 01,  
03 307 3045 02, 03 307 3045 52

SAF axle - B - 
B9-19, BI9-19, B9-22, BI9-22, BL9-22, BIL9-22, BINL9-22, BINL9-19

SAF axle - S - 
SI9-19, SI9-22

Position :  
Trailer axle - Disc 
brake
Bearing included : 
HDS248

HDP006
Renault 
Trucks
Volvo

7420819822,  
7420820420,
20820420

Renault Trucks Premium 2 Distribution (18t to 26t) 2006-2013
Renault Trucks Premium Distribution (18t to 16t) 1996-2006
Renault Trucks Premium 2 Lander (18t to 26t) 2006-2014
Renault Trucks Premium 2 Route (18t to 26t) 2006-2013
Renault Trucks Premium Route (18t to 26t) 1996-2006

Position :  
Rear axle - Drum 
brake
Bearing included : 
HDS219

HDP007 Volvo 3988833,  
85105696

Volvo FE (18t to 26t) 2006 =>
Volvo FE II (18t to 26t) 2006 =>
Volvo FH12 (18t to 35t) 1993-2005
Volvo FL6 (7.5t to 26t) 1985-2000
Volvo FM12 (18t to 32t) 1998-2008
Volvo FM9 (18t to 32t) 2001-2005

Position :  
Rear axle - Disc 
brake ABS
Bearing included : 
HDS219 - 27mm 
bolts

HDP008
Renault 
Trucks
Volvo

7420535263,  
7485107753,
20535263,  
85107753

Renault Trucks serie C (18t to 32t)  2013 =>
Renault Trucks serie D (6t to 26t)  2013 => / 2016 =>
Renault Truck Magnum AE (18t to 26t) 1990-2013
Renault Truck Magnum DXi (18t to 26t) 2004-2013
Renault Truck Magnum E.Tech (18t to 26t) 2000-2006
Renault Trucks serie T (18t to 26t) 2013 =>
Renault Trucks Midliner M (11.5t to 16t) 1989-2000
Renault Trucks Midliner S (6t to 16t) 1986-1994
Renault Trucks Midlum  (7.5t to 18t) 2000- / 2006-
Renault Trucks  Premium 2 Distribution (18t to 26t) 2006 =>
Renault Trucks  Premium Distribution (18t to 26t) 2000 =>
Renault Trucks  Premium 2 Lander (18t to 32t) 2006 =>
Renault Trucks  Premium Route (18t to 26t) 1996 =>
Volvo FH 2005 =>
Volvo FE II 2012 =>
Volvo FE 2006 =>

Position :
Rear axle - Disc 
brake ABS
Bearing included : 
HDS219 - 25mm 
bolts
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SNR item Trucks 
Makers OE Numbers Applications Additional 

information

HDP009
Renault 
Trucks
Volvo

7420535202,  
7421024183,  
7421024206,  
7421116389,
20535202,  
85111448,  
85111791,  
85114470

Renault Trucks serie C (18t to 32t)  2013 =>
Renault Trucks serie D (6t to 26t)  2013 => / 2016 =>
Renault Truck Magnum AE (18t to 26t) 1990-2013
Renault Truck Magnum DXi (18t to 26t) 2004-2013
Renault Truck Magnum E.Tech (18t to 26t) 2000-2006
Renault Trucks serie T (18t to 26t) 2013 =>
Renault Trucks Midliner M (11.5t to 16t) 1989-2000
Renault Trucks Midliner S (6t to 16t) 1986-1994
Renault Trucks Midlum  (7.5t to 18t) 2000- / 2006-
Renault Trucks  Premium 2 Ditribution (18t to 26t) 2006 =>
Renault Trucks  Premium Ditribution (18t to 26t) 2000 =>
Renault Trucks  Premium 2 Lander (18t to 32t) 2006 =>
Renault Trucks  Premium Route (18t to 26t) 1996 =>
Volvo FH 2005 =>
Volvo FE 2006 =>, FE II 2012 =>

Position :  
Front axle - Disc 
brake ABS
Bearing included : 
HDS218 - 25mm 
bolts

HDP010
Renault 
Trucks
Volvo

7421022433,
21022433,  
85107749,  
85111789

Renault Trucks serie C (18t to 32t)  2013 =>
Renault Trucks serie K (18t to 32t)  2013 =>
Renault Trucks serie T (18t to 26t) 2013 =>
Volvo FH 2005 =>  / 2009 =>
Volvo FH II 2012 =>
Volvo FH12 1993-2005
Volvo FH16 1993-2002 / 2003 =>  / 2006 =>  / 2009 =>
Volvo FH16 II 2012 =>  / 2014 =>
Volvo FM 2005 =>
Volvo FM II 2013 =>  / 2016 =>
Volvo FM9 2001-2005
Volvo FM12 1998-2008
Volvo NH12 1999 =>

Position :  
Front axle - Disc 
brake ABS
Bearing included : 
HDS227 - 25mm 
bolts

HDP011 Mercedes-
Benz

972 330 0125,  
972 330 0225,  
972 330 0325,  
972 330 0425,  
972 330 0525,  
972 330 0625

Mercedes-Benz axle - F - F-3,5/C17,5
Mercedes-Benz axle - VL - VL2/21DC-3,5
Mercedes-Benz Actros MP2/MP3 2003 => / 2008 =>
Mercedes-Benz Actros MP4/MP4 2011 => / 2015 =>
Mercedes-Benz Antos 2012-2018
Mercedes-Benz Atego 1998-2004
Mercedes-Benz Axor 2002-2004
Mercedes-Benz Axor 2 2004 =>

Position :  
Front axle - Disc 
brake ABS
Bearing included : 
HDS252

HDP012 SAF
3 307 3030 01,  
3 307 3030 00,  
3 307 3030 02,  
03 307 3030 52

SAF axle - SKRB - SKRB 9019 KI (SN6) Integral
SAF axle - SKRB - SKRB 9019 WI Integral
SAF axle - SKRB - SKRB 9022 KI (SN7) Integral
SAF axle - SKRB - SKRB 9022 KI 01 (SN7) Integral
SAF axle - SKRB - SKRB 9022 WI Integral
SAF axle - SKRLB - SKRLB 9019 K (SN6) Integral
SAF axle - SKRLB - SKRLB 9019 W Integral

Position :  
Trailer axle - Disc 
brake
Bearing included : 
HDS247

HDP013
Renault 
Trucks
Volvo

7420534904, 7421024160,
20534904, 20581399,  
21024160, 21024166

Renault Trucks serie K (18t to 32t) 2013 =>
Renault Trucks Premium 2 Ditribution (18t to 26t) 2006 =>
Renault Trucks Premium Ditribution (18t to 26t) 2000 =>
Renault Trucks Premium 2 Lander (18t to 32t) 2006 =>
Renault Trucks Premium Route (18t to 26t) 1996 =>
Volvo FH12 1993-2005

Position :  
Front axle - Drum 
brake
Bearing included : 
HDS218 - 25mm 
bolts

HDP014
Renault 
Trucks
Volvo

20518092

Renault Trucks serie K (18t to 32t)  2013 =>
Renault Trucks  Premium 2 Ditribution (18t to 26t) 2006 =>
Renault Trucks  Premium Ditribution (18t to 26t) 2000 =>
Renault Trucks  Premium 2 Lander (18t to 32t) 2006 =>
Renault Trucks  Premium Route (18t to 26t) 1996 =>
Volvo FH12 1993-2005

Position :  
Front axle - Drum 
brake
Bearing included : 
HDS218 - 27mm 
bolts

HDP015 Scania 2085471,  
2290532

Scania serie G (18t to 26t) 2004 => / 2007 =>
Scania serie P (18t to 32t) 2004 => / 2012 => / 2013 =>
Scania serie R (18t to 32) 2004 => / 2012 =>
Scania serie T  (18t to 32t) 2004 => / 2012 =>

Scania axle AM/AMA, ARA 860, ASA 700/701

Position :  
Front axle - Drum 
brake
Bearing included : 
HDS212
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SNR item Trucks 
Makers OE Numbers Applications Additional 

information

HDP016 Scania
1864430,  
1868662,  
2290526,  
1868663S

Scania axle - ARA - 
ARA760, ARA820, ARA860D, ARA900D

Scania axle - ASA - 
ASA700D, ASA720 
Scania serie G 2010 => / 2013 => 
Scania serie P 2010 => / 2013 => 
Scania serie R  2004 => / 2012 =>

Position :  
Front axle - Disc 
brake
Bearing included : 
HDS212

HDP017
Renault 
Trucks
Volvo

Meritor

7420819806, 7421328181,
20819804, 20820402,  
21328177, 21328181,
A333K4561N

Renault Trucks serie K (18t to 32t)  2013 =>
Renault Trucks  Premium 2 Ditribution (18t to 26t) 2006 =>
Renault Trucks  Premium Distribution (18t to 26t) 2000 =>
Renault Trucks  Premium 2 Lander (18t to 32t) 2006 =>
Renault Trucks  Premium Route (18t to 26t) 1996 =>
Renault Trucks Kerax DXi
Volvo FH 2005 =>  / 2009 =>
Volvo FH12 2001-2005, FH16 2003-2006
Volvo FM 2005 =>
Volvo FM9 2001-2005, FM12 2001-2005, FMX, NH 12

Position :  
Rear axle - Drum 
brake ABS
Bearing included : 
HDS219 - 25mm 
bolts

HDP018 Volvo
1078053,  
20517164,  
85104301

Volvo FM7 1998-2001
Volvo FH12 1993-2005
Volvo FH16 1993-2002 / 2003 =>  / 2006 =>  / 2009 =>
Volvo FH16 II 2012 =>  / 2014 =>
Volvo FM12, FM10 1998-2008
Volvo FM9 2001-2005

Position :  
Rear axle - Drum 
brake ABS
Bearing included : 
HDS219 - 27mm 
bolts

HDP019 Volvo
20518053, 20535244,  
20535245, 21336855,  
21336856, 21336857

Volvo FH 12 2001-2005, FH 16 2003-2006, FM 9 2001-2005, 
Volvo FM 12 2001-2005, FH/FM 2005-, NH 12
Volvo FL 6 2000-2006

Position :  
Rear axle - Drum 
brake ABS with and 
without ABS
Bearing included :  
HDS219 - 25mm 
bolts

HDP020 Volvo 20476519,  
20518054

Volvo FH 12 1998-2005, FH 16 1998-2006, FM 9 2001-2005, 
Volvo FM 12 1998-2005, FH/FM 2005-, NH 12
Volvo FL 6 2000-2006

Position :  
Rear axle - Drum 
brake ABS
Bearing included : 
HDS219 - 27mm 
bolts

HDP021 DAF
1428396,  
1613331,  
1812160

DAF 85CF 1997-2002, CF75 2006-2013
DAF CF85, XF95 2002-2006, XF105 2005 =>
DAF CF 2014 => / 2017 => , XF 2012 => / 2017 =>
DAF XG 2021 => , XG+ 2021=>

Position :  
Front axle - Disc 
brake
Bearing included : 
HDS236

HDP022 Mercedes-
Benz

943 330 1325,  
943 334 0001

Mercedes-Benz Actros MP4/MP5 (18t to 35t) 2011 =>  / 2015 =>
Mercedes-Benz Antos 2012-2018
Mercedes-Benz Arocs 2013 =>
Mercedes-Benz Econic 2 2013 =>

Position :  
Front axle - Disc 
brake
Bearing included : 
HDS103

HDP023 BPW

Wheel bearing kit 
09.801.06.07.0,

Wheel Hub Unit
03 2724 31 02,  
03 2724 31 00

BPW axle - SKH - 
SKHZF 9008 ECO Plus, SKHZF 9008-15 ECO Plus, SKHZF 9010 ECO Plus, SKHZF 
9010-15 ECO Plus,  
SHZF 9010 ECO Plus, SKHSFHLL 9008 ECO Plus, SKHSF 8008 ECO Plus, SKHSF 
8010 ECO Plus,  
SKHSM 9008 ECO Plus, SKHZM 9008 ECO Plus,  SKHZM 9008-15 ECO Plus

BPW axle - SH - 
SHSF 9010 ECO Plus, SHSF 9010-15 ECO Plus, SHZF 9010-15 ECO Plus, SHBF 9010 
ECO Plus, SHSF 8010 ECO Plus, 
SHSM 9010 ECO Plus, SHSM 9010-15 ECO Plus, 
SHZF 9010 ECO Plus, SHZM 9010-15 ECO Plus

BPW axle - SKH - 
SKHBF 9010 ECO Plus, SKHBF 9010-15 ECO Plus, SKHBFHLL 9010 ECO Plus, 
SKHBM 9010 ECO Plus, SKHBM 9010-15 ECO Plus, 
SKHBMHLL 9010 ECO Plus, SKHSF 9008 ECO Plus,  
SKHSF 9008-15 ECO Plus, SKHSF 9010 ECO Plus, SKHSF 9010-15 ECO Plus, 
SKHSF 9010-15 ECO Plus, SKHSFHLL 9010 ECO Plus, 
SKHSM 9008-15 ECO Plus, SKHSM 9010 ECO Plus,  
SKHSM 9010-15 ECO Plus, SKHSMHLL 9010 ECO Plus

Position :  
Trailer axle - Drum 
brake ABS
Bearings included : 
HDB005 & HDB022
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SNR item Trucks 
Makers OE Numbers Applications Additional 

information

HDP024 BPW

Wheel bearing kit 
09.801.06.05.0,

Wheel Hub Unit
03 2723 09 50,  
03 2723 09 70

BPW axle - SKH - 
SKHSMA 9008-15 ECO-MAXX, SKHSMA 9010 ECO-MAXX, SKHSMA 9010-15 ECO-
MAXX, SKHSMAHLL 9010 ECO-MAXX, SKHSMHLL 9010 ECO-MAXX, SHSF 9010 
ECO-MAXX, SHSF 9010-15 ECO-MAXX

BPW axle - SH - 
SHSFA 8010 ECO-MAXX, SHSFA 9010-15 ECO-MAXX, SHSM 9010 ECO-MAXX, 
SHSM 9010-15 ECO-MAXX,  
SHZF 9010 ECO-MAXX, SHZF 9010-15 ECO-MAXX, SHZM 9010-15 ECO-MAXX, 
SHZMA 9010-15 ECO-MAXX, SHSFH 9010 ECO-MAXX

BPW axle - SKH - 
SKHSF 8010 ECO-MAXX, SKHSF 9008 ECO-MAXX,  SKHSF 9008-15 ECO-MAXX, 
SKHSF 9010 ECO-MAXX,   
SKHSF 9010-15 ECO-MAXX, SKHSFA 9010 ECO-MAXX,  SKHSFA 9010-15 ECO-
MAXX, SKHSFHLL 9008 ECO-MAXX,  
SKHSFHLL 9010 ECO-MAXX, SKH - SKHSM 9008 ECO-MAXX, SKHSM 9008-15 
ECO-MAXX, SKHSM 9010 ECO-MAXX, SKHSM 9010-15 ECO-MAXX

Position :  
Trailer axle - Disc 
brake ABS
Bearings included : 
HDB021 & HDB009

HDP025 BPW

Wheel bearing kit
09.801.06.03.0,

Wheel Hub Unit
03 2723 08 70

BPW axle - H - 
HS 8010 ECO, HSF 6510 ECO, HSF 8010 ECO, HSF 8010-15 ECO, HSF 9010 ECO, 
HSF 9010-15 ECO, HSFH 6510 ECO,  
HSFH 9010 ECO, HSFH 9010-15 ECO, HSFHLL 9010/12° ECO 
HSFLL 9010/12° ECO, HSFLL 9010/20° ECO, HSFO 9010 D36 ECO, HSFOA 9010 
D36 ECO, HSFOM 9010 D36 ECO,  
HSHLL 9010/12° ECO, HSL 8010 ECO, HSLL 8010 ECO, HSM 8510 ECO, HSM 8510-
10 ECO, HSM 8510-15 ECO,  
HSM 9010 ECO, HSM 9010-15 ECO, HSMA 9010 ECO,  
HSMAH 9010 ECO, HSMAHLL 9010/12° ECO, HSMH 8010 ECO, HSMH 9010 ECO, 
HSMH 9010-15 ECO, HSMHA 9010 ECO,  
HSMHLL 9010/10° ECO, HSMHLL 9010/12° ECO,  
HSMLL 9010/12° ECO, HSMLL 9010/20° ECO, HSMO 9010 ECO, HZF 6510 ECO, 
HZF 9010 ECO, HZF 9010-15 ECO,  
HZFH 9010 ECO, HZFH 9010-15 ECO, HZFH 9010-15 ECO, HZFLL 9010/12° ECO,  
HZHLL 9010/12° 7/8 IN ECO, HZM 6508 ECO,
HZM 9010 ECO, HZM 9010-15 ECO, HZMH 9010-15 ECO

Position :  
Trailer axle - Drum 
brake ABS
Bearings included : 
HDB021 & HDB009

HDP026 BPW

Wheel bearing kit 
09.801.07.32.0,  
09.801.09.09.0,

Wheel Hub Unit
03 2724 32 80

BPW - SH - SHBF 9010 ECO Plus2

BPW - SKH - SKHBF 9010 ECO Plus2

BPW - SKH - SKHBF 9010-15 ECO Plus2

BPW - SKH - SKHBFHLL 9010 ECO Plus2

BPW - SKH - SKHBM 9010 ECO Plus2

BPW - SKH - SKHBM 9010-15 ECO Plus2

BPW - SKH - SKHBMHLL 9010 ECO Plus2

Position :  
Trailer axle - Disc 
brake ABS
Bearings included : 
HDB005 & HDB022

HDP027 BPW

Wheel bearing kit 
09.801.06.58.0,

Wheel Hub Unit
03 2724 31 42,  
03 2724 31 41, 
03 2724 31 40

BPW axle - SKH - 
SKHZF 9008 ECO Plus, SKHZF 9008-15 ECO Plus, SKHZF 9010 ECO Plus, SKHZF 
9010-15 ECO Plus, HZF 9010 ECO Plus,  
SKHSFHLL 9008 ECO Plus, SKHSF 8008 ECO Plus, SKHSF 8010 ECO Plus, SKHSM 
9008 ECO Plus,   
SKHZM 9008 ECO Plus, SKHZM 9008-15 ECO Plus,

BPW axle - SH - 
SKHSM 9008 ECO Plus2, SHSF 9010 ECO Plus, SHSF 9010-15 ECO Plus, SHZF 
9010-15 ECO Plus, SHBF 9010 ECO Plus, SHSF 8010 ECO Plus,  
SHSM 9010 ECO Plus, SHSM 9010-15 ECO Plus, SHZF 9010 ECO Plus, SHZM 9010-
15 ECO Plus,

BPW axle - SKH - 
SKHBF 9010 ECO Plus, SKHBF 9010-15 ECO Plus, SKHBFHLL 9010 ECO Plus, 
SKHBM 9010 ECO Plus, SKHBM 9010-15 ECO Plus,  
SKHBMHLL 9010 ECO Plus, SKHSF 9008 ECO Plus,  
SKHSF 9008-15 ECO Plus, SKHSF 9010 ECO Plus, SKHSF 9010-15 ECO Plus, 
SKHSF 9010-15 ECO Plus, SKHSFHLL 9010 ECO Plus,  
SKHSM 9008-15 ECO Plus, SKHSM 9010 ECO Plus, SKHSM 9010-15 ECO Plus, 
SKHSMHLL 9010 ECO Plus

Position :  
Trailer axle - Disc 
brake ABS
Bearings included : 
HDB005 & HDB022
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SNR item Trucks 
Makers OE Numbers Applications Additional 

information

HDP028 Mercedes-
Benz

943 330 1125,  
943 330 1225, 
943 330 1525,  
943 334 0701

Mercedes-Benz axle - F - F-8/C22.5, F-7,5A/C22.5
Mercedes-Benz axle - NL - NL4/50DCL-7,5
Mercedes-Benz axle - NS - NS4/50DCL-7,5
Mercedes-Benz axle - T - T-7,5LA/C22.5
Mercedes-Benz axle - VO - VO4/37CL-7
Mercedes-Benz axle - VL -
VL4/50DC-7,5, VL4/51DC-7,5, VL4/52DC-7,5, VL4/54DC-8

Mercedes-Benz Actros (18t to 33t) 1997-2002
Mercedes-Benz Actros MP2/MP3 (18t to 35t) 2003 => / 2008 =>
Mercedes-Benz Actros MP4/MP5 (18t to 35t) 2011 =>  / 2015 =>
Mercedes-Benz Antos (26t) 2012-2018
Mercedes-Benz Arocs (18t to 44t) 2013 =>
Mercedes-Benz Atego (18t to 26t) 1998-2004
Mercedes-Benz Axor 2 (18t to 32t) 2004 =>
Mercedes-Benz Axor (18t to 32t) 2002-2004
Mercedes-Benz Autobus Citaro, Econic, Tourismo, Travego

Position :  
Front axle - Disc 
brake
Bearing included : 
HDS103

HDP029 Volvo 21228155 Volvo VM 220/270/310/330 2012-2020

Position : Front axle 
- Drum brake ABS 
with and without 
ABS
Bearing included : 
HDS227

HDP030 SAF
03.307.3056.00,  
03.307.3056.01,  
03.307.3056.03

SAF axle - Z - 
ZL11-3720, ZL11-4220, ZZL10-4220, ZL9-4218, ZIL9-19, ZIL11-19, ZIL11-22

SAF axle - B - 
B9-19, BI9-19, B9-22, BI9-22, BL9-22, BIL9-22, BINL9-22, BIVL9-19, BIVL9-22, BINL9-
19, BIL9-19, BIL9-22, BL9-19, BI10-19, BI10-22

SAF axle - S - 
SI9-19, SI9-22, SI11-19, SI11-22, S7-3015, S9-3718, S9-4218, S9-4220, S11-3720, 
S11-4220, S11-4218, SIL9-22, SIL11-22, SL9-3718, SL9-4218, SL11-4220, SZL11-
4220, SZL11-4218, SIL9-19, SL11-4218

SAF axle - Z - 
ZI9-19, ZI9-22, ZI11-19, ZI11-22, Z7-3015, Z8-3718, Z9-3020, Z9-3720-8L, Z9-3720-
10L, Z9-4220, Z9-4218, Z11-3020, Z11-3720-8L, Z11-3720-10L, Z11-4218, Z11-4220, 
ZL8-3718, ZL9-3020, ZL9-3720, ZL11-3020

Position :  
Rear axle - Disc 
brake ABS
Bearing included : 
HDS248
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SNR item Trucks 
Makers OE Numbers Applications Additional 

information

HDP031 Mercedes-
Benz 9433300825

Mercedes-Benz axle - VL - 
VL4/50DC-7,5, VL4/51DC-7,5, VL4/52DC-7,5, VL4/53DC-7,5, VL4/54DC-8, 
VL5/21DC-9

Mercedes-Benz axle - TE - 
TE5/2C7-9, TE5/3C 7-9, TE5/5C 7-9, TE5/6C 7-9, TE5/8C 7-9, 
TE5/8C6-9, TE4/8NC6-9, TE4/8KC6-9, TE5/8NC6-9, 
TE5/8NC7-9, TE5/8KC6-9, TE5/8KC7-9, TE4/2KC6-9, 
TE4/2NC6-9, TE4/3KC6-9, TE4/3NC6-9, TE5/2KC7-9, 
TE5/2NC7-9, TE5/2NC6-9,  TE5/2KC6-9, TE5/3KC6-9, 
TE5/3NC6-9, TE5/3KC7-9, TE5/3NC7-9, TE4/2C6-9

Mercedes-Benz axle - F - 
F-7,5/C22.5, F-8A/C22.5, F-9/C22.5, F-8/C22.5, FA-7,5H/C22,5, FA-8H/C22,5, 
FA-9H/C22,5, F-8,5/C22.5, F-9,5/C22.5

Mercedes-Benz axle - M - 
M-7,5LA/C22.5, M-7,5SLA/C22.5

Mercedes-Benz axle - NL - NL4/50DCL-7,5

Mercedes-Benz axle - NS - NS4/50DCL-7,5

Mercedes-Benz axle - T - 
T-7,5LA/C22.5, T-7,5SLA/C22.5, T-8LA/C22,5, T-8SLA/C22,5, T-9LA/C22,5, 
T-9SLA/C22,5

Mercedes-Benz axle - TE - 
TE4/2C6-9, TE4/3C6-9, TE4/5C6-9, TE4/6C6-9, TE4/8C6-9, TE5/1C7-9, 
TE4/3C6-9, TE4/5C6-9, TE4/6C6-9, TE4/8C6-9, TE5/2C7-9, TE5/3C7-9, 
TE5/5C7-9, TE5/6C7-9, TE5/8C7-9

Mercedes-Benz axle - TL - 
TL4/1C6-9, TL5/1C7-9, TL5/1C6-9, TL4/1KC6-9, TL4/1NC6-9, TL5/1KC6-9, 
TL5/1NC6-9, TL5/1KC7-9, TL5/1NC7-9, TL4/1C6-9, TL4/8C6-9, TL5/1C7-9

Mercedes-Benz axle - TZ - 
TZ4/8C 6-9, TZ5/8C 7-9, TZ5/8C6-9, TZ4/8KC6-9, TZ5/8NC6-9, TZ5/8NC7-9, 
TZ5/8KC6-9, TZ5/8KC7-9, TZ4/2NC6-9, TZ4/2KC6-9, TZ4/3KC6-9, TZ4/3KC6-9, 
TZ4/3NC6-9, TZ5/3KC6-9, TZ5/4KC6-9, TZ5/4NC6-9, TZ5/3NC7-9, TZ5/3KC7-9, 
TZ5/4KC7-9, TZ5/4NC7-9, TZ4/8C6-9, TZ5/8C7-9, TZ5/4C7-9, TZ4/2C6-9, 
TZ4/3C6-9

Mercedes-Benz axle - V0 - 
V01F-7,5/C22,5, V01F-8/C22,5, V01F-8A/C22,5, V03F-9/C22,5, VO4/37CL-7

Mercedes-Benz Actros (18t to 33t) 1997-2002

Mercedes-Benz Actros MP2/MP3 (18t to 35t) 2003 => / 2008 =>

Mercedes-Benz Axor 2 (18t to 32t) 2004 =>

Position :  
Front axle - Disc 
brake
Bearing included : 
HDS103

HDP032 Scania 1822615, 2290525,  
2603316, 2603319

Scania serie G (18t to 26t) 2004 => / 2007 =>
Scania serie P (18t to 32t) 2004 =>  / 2012 =>  / 2013 =>
Scania serie R (18t to 32) 2004 => / 2012 =>
Scania serie T  (18t to 32t) 2004 => / 2012 =>

Scania axle ADA1303, ASA1303, AD200SA, AD400SA, AD401SA, A600SA, 
AD 1300, ADA 1103/1300/1304, ADA/ADZ 400, ASA 1003, R 735/885

Position :  
Rear axle - Disc 
brake
Bearing included : 
HDS219
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