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NTN-SNR
The strength of a group

NTN-SNR ROULEMENTS is the European entity of NTN Corporation, the 3rd largest bearings group 

in the world. NTN-SNR ROULEMENTS specialises in the design, development and production of 

tapered roller bearings. Globally, NTN Corporation is an expert in product life cycle management, 

and is typified by the accessibility and commitment of its teams. We are in the forefront of the 

latest development projects in your strategic markets. Our engineers will be present at your side 

to design solutions suitable for the most demanding applications.

With:

• almost 100 million tapered roller bearings made each year,

• complete inch and metric ranges,

• production plants located in Europe and Japan,

• warehouses fully dedicated to industrial distribution.

NTN-SNR ACCOMPANIES YOU
ON THE ROAD TO RELIABILITY AND PERFORMANCE
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PREMIUM 
QUALITY

THE MOST RELEVANT ITEMS HAVE BEEN SELECTED  
TO ENSURE THE BEST POSSIBLE PERFORMANCE LEVELS FOR DISTRIBUTION MARKET.

A COMPLETE RANGE:  
INCH AND METRIC DIMENSIONS
The most popular dimensions in the two families of single row tapered roller bearings 

(inch and metric) are grouped together in a single range under the NTN brand.

PREMIUM QUALITY,  
100% JAPANESE BEARINGS
100% manufactured in our cutting-edge Japanese factories, our products undergo 

regular quality inspections, from production to transport.

EUROPEAN STOCK  
TO MEET SHORT DELIVERY TIMES
A stock designed for optimum distribution to guarantee the delivery of parts as quickly 

as possible. Search for the availability of our products in real time via our E-Shop portal 

(eshop.ntn-snr.com).
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For further information for each article, 

Visit our e-shop
Scan me!

NTN BRAND PRODUCTS
Our products are delivered in extremely tough blue NTN boxes designed to stand up 

to impacts during transport.

TECHNICAL SUPPORT BASED IN EUROPE  
TO ASSIST YOU
With their recommendations for your specific applications, product training and mounting 

advice, our NTN-SNR experts are there to support you.

For your daily business, our online tools can help:

• Product cross references

• Technical data sheets

• Placing orders
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HH224335   /   HH224310

 DESIGNATION OF THE CUP 

Outer ring1   Inner ring 
2   Cage 
3   Rollers 

 DESIGNATION OF THE CONE 
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 SERIES 
THE INCH RANGE FEATURES 20 TIMES MORE SERIES  
THAN THE METRIC RANGE.

 STEEL 

100 %  OF OUR REFERENCES IN INCHES ARE  

MADE IN  CASE HARDENED STEEL
(See details on page 8)

 DESIGNATIONS 
OUR DESIGNATIONS ARE SIMILAR TO THOSE OF THE OTHER BRANDS ON THE MARKET.
The references are made up of 2 parts.

All our references comply with the ABMA standard

Our range

INCH TAPERED ROLLER BEARINGS

200
series  

in inches

10  
series  

in metric

X20
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302xx 303xx 303xxD320xx 322xx 323xx 329xx 330xx 331xx 332xx302xx 303xx 303xxD320xx 322xx 323xx 329xx 330xx 331xx 332xx302xx 303xx 303xxD320xx 322xx 323xx 329xx 330xx 331xx 332xx

The “increased angle” series 
covers a maximum range of 

radial and axial loads

 SERIES 
THE RANGE OF TAPERED ROLLER BEARINGS  
WITH METRIC DIMENSIONS CONSISTS OF 10 STANDARDISED SERIES.

 STEEL 
TWO TYPES OF STEEL ARE USED FOR OUR METRIC BEARINGS: 
• Throught hardened steel       
• Case hardened steel

 DESIGNATIONS 
         Above 20 mm, the bore diameter can be calculated by multiplying the last two figures of the reference by 5.

322  12  U

 12 X 5 = 60 MM  

In this example,  
the bore diameter is therefore 60 mm.

All our references comply with the ISO standard

METRIC TAPERED ROLLER BEARINGS

A series is defined by three criteria: Width / Height / Roller angle,  
and is divided up into various bore diameters ranging from 20 mm to 360 mm.  

Some series can feature 40 different bore diameters!

Metric
Case hardened steel 40 %Through-hardened steel  60 %

Steel coverage rate
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 BENEFITS 
INCREASED SERVICE LIFE DURATION

+ 40 %
Under extreme conditions of shocks and 

heavy loads, case hardened steel shows 

a 40% increase in service life duration 

compared with through-hardened steel.

 OUR QUALITY UNDERTAKING 

At NTN, case hardening is applied to 

these three bearing components: 

1   Inner ring

2   Outer ring

3   Rollers

CROSS-SECTION VIEW OF A BEARING MADE OF CASE HARDENED STEEL:

A resilient core  
to absorb shocks

A hardened surface layer 
for enhanced resistance

Rémy Dubouchet 
Industrial Design Department

“ Case hardening is the process of introducing carbon into the surface layer of the components of 

a bearing. The steel surface acquires greater fatigue resistance and its resilient core allows for better 

shock absorption. For use in extreme conditions, case hardened steel is unquestionably the 

best possible choice. ”

THE ONLY ONE OF ITS KIND  
ON THE MARKET

IDENTIFICATION

All our references featuring 

case hardened steel are 

recognisable thanks to the 

prefix  4T- 

EXCLUSIVITY

 

Our strength: case hardened steel

RESISTANT  
TO SHOCKS

RESISTANT  
TO HUMIDITY

RESISTANT  
TO HEAVY LOADS

RESISTANT  
TO HEAT
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NTN-SNR EXPERTS WORK CONSTANTLY TO IMPROVE OUR PRODUCTS AND THEIR SAFETY SO AS TO PROVIDE THE 
BEST POSSIBLE SOLUTIONS TO OUR CUSTOMERS’ REQUIREMENTS.

 HYDRAULIC 
ENGINES
 Hydraulic engines are subject to low speeds no greater than 255 rpm,  
 and can withstand heavy axial loads.

 ENERGY 
PELLET PRESS
 Pellet presses have a complex environment. 
 Heavy loads and high temperatures of up to 130°C need to be withstood.

 TRANSMISSION 
GEAR MOTOR

The shafts of a gear motor have various constraints

 RAILWAYS    
JOURNAL BEARING

 Bearings mounted on train axles need to  
 withstand heavy radial loads (with wagon weights of about 20 tonnes)  

 and very high speeds of up to 300 kph. 

Input shaft: 
• High speed
• Low forces

Output shaft
• Low speed
• High forces

Our applications
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THE REFERENCES IN THIS CATALOGUE ARE ALL INTERCHANGEABLE WITH THOSE OF OUR 
COMPETITORS. THE DESIGNATIONS CAN VARY FROM ONE MANUFACTURER TO ANOTHER 
THROUGH THE USE OF ADDED PREFIXES AND SUFFIXES.

METRIC

 SUFFIXE 
U : Through-hardened steel
X :  Suffix linked to the ISO designation, cone width B = total width
D :  Increased contact angle, European 313xx series = 303xxD
E1 : Special, more efficient roller profile
UTG : ULTAGE features

4T-    320  10    X

 PREFIX 
4T- :  Case hardened steel

 TYPE OF SERIES 

 BORE DIAMETER 

INCHES

 SUFFIX 
V1, V2, V3, V4: Particular specification with optimized profile
PX1, PX2:  Special tolerance
PK:  Specific tolerance class K for the J series
X, A, AS, S: Non-standard connection radius
C: Increased capacity

4T-    HM88648   /   HM88610    XP1

 PREFIX 
4T- : Case hardened steel 

 DESIGNATION OF THE CONE  DESIGNATION OF THE CUP 

Prefixes and suffixes
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Inner 
diameter 

(mm)

Simplified 
reference

NTN  
reference

Outer  
diameter 

Width (mm) Maximum radii (mm) Weight (kg) Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load 

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

20
32004 4T-32004X 42 15 12,00 15,00 0,6 0,6 0,097 24,90 27,90
30204 4T-30204 47 14 12,00 15,25 1,0 1,0 0,127 28,20 28,70
32204 4T-32204 47 18 15,00 19,25 1,0 1,0 0,160 36,50 39,50

   

 HOW TO READ OUR TABLES 

 1   BORE DIAMETER
 Enter the table by increasing inner diameter.

 2  ARTICLE DESIGNATION
 Identify the simplified symbol and its standard NTN equivalent.

 3  DIMENSIONS
  Find the dimensions of the various measurements given in millimetres  

and also the weight in kilograms.

 4  LOAD CAPACITIES
 Find the load capacities in kN.

Bore diameter Load capacities Dimensions

Dynamic and static load 
capacities, calculated in 
compliance with the ISO 
standard. Values do not 

include a "booster" 
coefficient.

Article designation

Inner diameter (d)

Simplified European code 
is a cross reference to the 

Japanese designation.

How to read our tables

 1 2 3 4



ARTICLE DESIGNATION d (mm) Page

0
02473/02420 25.400 16
02474/02420 28.575 17
02475/02420 31.750 17
02476/02420 31.750 17
02872/02820 28.575 17
02878/02820 34.925 18
03062/03162 15.875 16
05062/05185 15.875 16
05079/05185 20.000 16
05079/05185S 20.000 16
07079/07196 20.000 16
07087/07196 22.225 16
07087/07210X 22.225 16
07087X/07210X 22.225 16
07098/07204 24.981 16
07100/07196 25.400 16
07100/07204 25.400 16
07100/07210X 25.400 16
07100S/07196 25.400 16
07100S/07204 25.400 16
07100S/07210X 25.400 16
07100SA/07210X 25.400 16
08125/08231 31.750 17
09062/09195 15.875 16
09067/09195 19.050 16
09067/09196 19.050 16
09074/09194 19.050 16
09074/09195 19.050 16
09074/09196 19.050 16
09081/09196 20.625 16

1
11162/11300 41.275 19
11590/11520 15.875 16
12175/12303 44.450 20
12580/12520 20.638 16
1280/1220 22.225 16
13685/13621 38.100 18
13687/13621 38.100 18
1380/1328 22.225 16
13889/13830 38.100 18
14116/14276 30.226 17
14118/14283 30.000 17
14124/14276 31.750 17
14125A/14274 31.750 17
14125A/14276 31.750 17
14130/14276 33.338 17
14131/14276 33.338 17
14137A/14276 34.925 18
14138A/14274 34.925 18
14138A/14276 34.925 18
15100/15245 25.400 16
15100/15250X 25.400 16
15100S/15245 25.400 16
15100S/15250X 25.400 16
15101/15250X 25.400 16

Identify the article and find the detailed technical data on the page shown in Column 3.

ARTICLE DESIGNATION d (mm) Page

15106/15250 26.988 17
15112/15250 28.575 17
15113/15245 28.575 17
15117/15244 29.987 17
15117/15245 29.987 17
15118/15250X 30.213 17
15123/15245 31.750 17
15123/15250X 31.750 17
15125/15245 31.750 17
15578/15520 25.400 16
15578/15523 25.400 16
15580/15520 26.988 17
15590/15520 28.575 17
15590/15523 28.575 17
16150/16282 38.100 18
16150/16283 38.100 18
16150/16284 38.100 18
17098/17244 24.981 16
17118/17244 29.987 17
17119/17244 30.162 17
1755/1729 22.225 16
17580/17520 15.875 16
1779/1729 23.812 16
1780/1729 25.400 16
1780/1730 25.400 16
17887/17831 45.230 20
18590/18520 41.275 19
18685/18620 44.450 20
18690/18620 46.038 20
18790/18720 50.800 21
19150/19268 38.100 18
19150/19268X 38.100 18
19150/19283X 38.100 18
1985/1922 28.575 17
1985/1932 28.575 17
1986/1922 25.400 16
1986/1931 25.400 16
1988/1922 28.575 17

2
21075/21212 19.050 16
23100/23256 25.400 16
24780/24720 41.275 19
24780/24721 41.275 19
25577/25520 42.875 19
25577/25521 42.875 19
25577/25522 42.875 19
25577/25523 42.875 19
2558/2523S 30.162 17
25580/25520 44.450 20
25580/25521 44.450 20
25580/25522 44.450 20
25580/25523 44.450 20
25581/25520 44.450 20
25584/25520 44.983 20
25584/25521 44.980 20
25590/25520 45.618 20
25590/25521 45.618 20

ARTICLE DESIGNATION d (mm) Page

25590/25522 45.618 20
25590/25523 45.618 20
2580/2520 31.750 17
2580/2523 31.750 17
2580/2523S 31.750 17
2585/2523 33.338 17
25877/25820 34.925 18
25877/25821 34.925 18
25878/25820 34.925 18
25880/25820 36.487 18
25880/25821 36.487 18
2687/2620 25.400 16
2687/2631 25.400 16
26878/26822 38.100 18
26882/26820 41.275 19
26882/26822 41.275 19
2689/2631 28.575 17
27687/27620 82.550 24
27690/27620 83.345 24
27695/27620 84.976 24
2780/2720 36.487 18
2788/2720 38.100 18
2788/2729 38.100 18
2788/2735X 38.100 18
2789/2720 39.688 19
2789/2729 39.688 19
2790/2720 33.338 17
2793/2720 34.925 18
2796/2729 34.925 18
28137/28317 34.925 18
28150/28300 38.100 18
28158/28300 40.000 19
28580/28521 50.800 21
28584/28521 52.388 21
28680/28622 55.562 21
28682/28622 57.150 22
2878/2820 34.925 18
28985/28920 60.325 22
28985/28921 60.325 22
28995/28921 62.738 22
29585/29520 63.500 22
29585/29521 63.500 22
29586/29520 63.500 22
29586/29522 63.500 22
29590/29520 66.675 23
29590/29521 66.675 23
29590/29522 66.675 23
29675/29620 69.850 23
29685/29620 73.025 23
29688/29620 73.817 23
2984/2924 46.038 20

3
31593/31520 34.925 18
31594/31520 34.925 18
31597/31520 36.512 18
3188/3120 31.750 17
3188S/3120 31.750 17

Inch series index (by article code) 
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Inch series index (by article code) 
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ARTICLE DESIGNATION d (mm) Page

390A/394A 63.500 22
39250/39412 63.500 22
395/394A 63.500 22
39580/39520 57.150 22
39581/39520 57.150 22
39585/39520 63.500 22
39590/39520 66.675 23
395A/394 66.675 23
395A/394A 66.675 23
395S/394A 66.675 23
3980/3920 60.325 22
3982/3920 63.500 22
3984/3920 66.675 23
3994/3920 66.675 23
399A/394A 68.262 23
399AS/394A 68.262 23

4
41125/41286 28.575 17
418/414 38.100 18
420/414 40.000 19
42350/42584 88.900 24
42375/42584 95.250 25
42381/42584 96.838 25
42687/42620 76.200 24
42690/42620 77.788 24
43125/43312 31.750 17
4370/4320 44.450 20
438/432 44.450 20
44150/44348 38.100 18
44162/44348 41.275 19
45284/45220 50.800 21
45285/45220 50.800 21
45287/45220 53.975 21
45289/45220 57.150 22
45291/45220 57.150 22
4580/4535 50.800 21
462/453X 57.150 22
462A/453X 57.150 22
469/453X 57.150 22
47487/47420 69.850 23
47490/47420 71.438 23
47679/47620 76.200 24
47681/47620 80.962 24
47686/47620 82.550 24
47687/47620 82.550 24
47890/47820 92.075 24
47896/47820 95.250 25
48190/48120 107.950 25
482/472 69.850 23
482/472X 69.850 23
48286/48220 123.825 25
48290/48220 127.000 25
48385/48320 133.350 25
48393/48320 136.525 26
484/472 70.000 23
48685/48620 142.875 26
495/492A 82.550 24

ARTICLE DESIGNATION d (mm) Page

495/493 82.550 24
49585/49520 50.800 21
495A/493 76.200 24
497/492A 85.725 24
497/493 85.725 24

5
52387/52618 98.425 25
52393/52618 100.012 25
52400/52618 101.600 25
52401/52618 101.600 25
526/522 41.275 19
527/522 44.450 20
528/522 47.625 20
529/522 50.800 21
529X/522 50.800 21
53177/53375 44.450 20
53178/53375 44.450 20
535/532A 44.450 20
536/532X 47.625 20
537/532A 50.800 21
537/532X 50.800 21
539/532X 53.975 21
5395/5335 49.212 21
543/532X 40.000 19
55175C/55437 44.450 20
55176/55437 44.450 20
55187/55443 47.625 20
55187C/55437 47.625 20
55187C/55443 47.625 20
55200C/55437 50.800 21
555S/552A 57.150 22
5583/5535 60.325 22
5584/5535 63.500 22
559/552A 63.500 22
560/552A 66.675 23
56418/56650 106.362 25
56425/56650 107.950 25
56426/56650 107.950 25
565/563 63.500 22
566/563 69.850 23
567A/563 71.438 23
568/563 73.817 23
575/572 76.200 24
575/572X 76.200 24
580/572 82.550 24
580/572X 82.550 24
581/572 80.962 24
59200/59412 50.800 21
594/592 95.250 25
594/592A 95.250 25
594/593X 95.250 25
594A/592A 95.250 25
598A/592A 92.075 24

ARTICLE DESIGNATION d (mm) Page

33262/33462 66.675 23
33275/33462 69.850 23
33281/33462 71.438 23
33281/33472 71.438 23
33287/33462 73.025 23
3379/3320 34.925 18
3384/3320 41.275 19
3386/3320 39.688 19
3386/3325 39.688 19
33885/33822 44.450 20
33889/33822 50.800 21
33891/33821 52.388 21
33895/33821 53.975 21
33895/33822 53.975 21
34300/34478 76.200 24
34301/34478 76.200 24
34306/34478 77.788 24
34306/34500 77.788 24
344/332 40.000 19
344A/332 40.000 19
3478/3420 34.925 18
3490/3420 38.100 18
355X/352 44.450 20
355X/354X 44.450 20
3578/3525 44.450 20
3579/3525 42.862 19
3585/3525 41.275 19
3586/3525 45.237 20
359S/354X 46.038 20
365/362 50.000 21
365/362A 50.000 21
36690/36620 146.050 26
368/362 50.800 21
368A/362 50.800 21
368A/362A 50.800 21
36990/36920 177.800 26
369S/362A 47.625 20
37425/37625 107.950 25
37431/37625 109.538 25
37431A/37625 109.538 25
3767/3720 52.388 21
3776/3720 44.983 20
3779/3720 47.625 20
3780/3720 50.800 21
3782/3720 44.450 20
386A/382A 47.625 20
387/382 57.150 22
387/382A 57.150 22
3872/3820 34.925 18
3876/3820 38.100 18
3877/3820 41.275 19
387A/382 57.150 22
387A/382A 57.150 22
387A/382S 57.150 22
387A/383A 57.150 22
387AS/382A 57.150 22
388A/382 57.531 22
390/394A 57.150 22
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DÉSIGNATION ARTICLE d (mm) Page

A
A2047/A2126 11.986 16
A4050/A4138 12.700 16
A4059/A4138 14.989 16
A6075/A6157 19.050 16

H
H212749/H212710 65.987 22
H414242/H414210 66.675 23
H414245/H414210 68.262 23
H414249/H414210 71.438 23
H715334/H715311 61.912 22
H715341A/H715311 66.675 23
H715343/H715311 68.262 23
H715345/H715310 71.438 23
H715345/H715311 71.438 23
H715347/H715311 69.987 23
H715348/H715311 77.788 24
H913840/H913810 59.987 22
H913842/H913810 61.912 22
H913849/H913810 69.850 23
H917840/H917810 76.200 24
H924045/H924010 111.125 25
HH221434/HH221410 88.900 24
HH221449/HH221410 101.600 25
HH224335/HH224310 101.600 25
HH224349/HH224310V2 114.976 25
HH228340/HH228310 120.650 25
HH228340/HH228310V3 120.650 25
HH228340/HH228318V4 120.650 25
HH228349/HH228310 127.000 25
HH421246/HH421210 98.425 25
HH923649/HH923610 101.600 25

HM
HM204049/HM204010 45.980 20
HM212047/HM212010 63.500 22
HM212047/HM212011 63.500 22
HM212049/HM212010 66.675 23
HM212049/HM212011 66.675 23
HM215249/HM215210 75.987 23
HM218238/HM218210 79.974 24
HM218248/HM218210 89.974 24
HM220149/HM220110 99.974 25
HM515745/HM515716 76.200 24
HM518445/HM518410 88.900 24
HM617049/HM617010 85.725 24
HM801346/HM801310 38.100 18
HM801346X/HM801310 38.100 18
HM801349/HM801310 40.483 19
HM801349/HM801311 40.483 19
HM803145/HM803110 41.275 19
HM803146/HM803110 41.275 19
HM803149/HM803110 44.450 20

Identify the article and find the detailed technical data on the page shown in Column 3.

ARTICLE DESIGNATION d (mm) Page

8
835/832 69.850 23
842/832 82.550 24
850/832 88.900 24
861/854 101.600 25
898/892 139.700 26

9
90381/90744 96.838 25
9185/9121 68.262 23
9278/9220 68.262 23
9285/9220ST 76.200 24
936/932 107.950 25
9378/9321 76.200 24
938/932 114.300 25
95500/95925 127.000 25
95525/95925 133.350 25
98350/98788 88.900 24
98400/98788 101.600 25
99600/99100 152.400 26

ARTICLE DESIGNATION d (mm) Page

6
615/612 44.450 20
623/612 57.150 22
6280/6220 53.975 21
6379/6320 65.088 22
6386/6320 66.675 23
639/632 63.500 22
641/632 66.675 23
643/632 69.850 23
64432/64708 109.974 25
64450/64700 114.300 25
645/632 71.438 23
6460/6420 73.025 23
65200/65500 50.800 21
65212/65500 53.975 21
65237/65500 60.325 22
65390/65320 49.212 21
655/653 69.850 23
6559/6535 82.550 24
6580/6535 88.900 24
6581X/6525X 90.000 24
66200/66462 50.800 21
66225/66462 57.150 22
663/653 82.550 24
665/653 85.725 24
66584/66520 53.975 21
67388/67322 127.000 25
67390/67322 133.350 25
67787/67720 174.625 26
67790/67720 177.800 26
683/672 95.250 25
68462/68712 117.475 25
687/672 101.600 25

7
71450/71750 114.300 25
72200C/72487 50.800 21
72212C/72487 53.975 21
72218C/72487 55.562 21
745A/742 69.850 23
748S/742 76.200 24
749/742 85.026 24
749A/742 82.550 24
759/752 88.900 24
780/772 101.600 25
782/772 104.775 25
78214/78551 53.975 21
78214C/78551 53.975 21
78215C/78551 53.975 21
78225/78551 57.150 22
78238/78537 60.325 22
78250/78551 63.500 22

Inch series index (by article code) 
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DÉSIGNATION ARTICLE d (mm) Page

HM803149/HM803111 44.450 20
HM803149/HM803112 44.450 20
HM804840/HM804810 41.275 19
HM804842/HM804810 44.450 20
HM804843/HM804810PX1 44.450 20
HM804846/HM804810 47.625 20
HM804848/HM804810 48.412 21
HM804849/HM804810 48.412 21
HM807040/HM807010 44.450 20
HM807044/HM807010 49.212 21
HM807046/HM807010 50.800 21
HM807048/HM807010 54.488 21
HM807049/HM807010 53.975 21
HM813840/HM813810 55.562 21
HM813844/HM813810 66.675 23
HM813849/HM813810 71.438 23
HM88542/HM88510 31.750 17
HM88547/HM88510 33.338 17
HM88648/HM88610PX1 35.717 18
HM88649/HM88610 34.925 18
HM89249/HM89210 36.512 18
HM89443/HM89410 33.338 17
HM89446/HM89410 34.925 18
HM89448/HM89410 36.512 18
HM89449/HM89410 36.512 18
HM89449/HM89411 36.512 18
HM903245/HM903210 41.275 19
HM903245/HM903210PX1 41.275 19
HM903248/HM903210 44.988 20
HM903249/HM903210 44.450 20
HM905843/HM905810 44.988 20
HM907643/HM907614 50.800 21
HM911245/HM911210 60.325 22
HM926740/HM926710 114.300 25
HM926745/HM926710 125.298 25

J
J90354/J90748 90.000 24
JH211749/JH211710PK 65.000 22
JH307749/JH307710 55.000 21
JH415647/JH415610 75.000 23
JH415647/JH415610PK 75.000 23
JHM318448/JHM318410 90.000 24
JHM522649/JHM522610 110.000 25
JHM534149/JHM534110PK 170.000 26
JHM720249/JHM720210 100.000 25
JHM807045/JHM807012 50.000 21
JHM88540/JHM88513PX1 30.000 17
JL68145/JL68111Z 35.000 18
JL69345/JL69310 38.000 18
JL69349/JL69310 38.000 18
JL819349/JL819310 95.000 24
JLM104948/JLM104910 50.000 21
JLM506849/JLM506810 55.000 21
JLM508748/JLM508710 60.000 22

DÉSIGNATION ARTICLE d (mm) Page

JLM704649/JLM704610PK 50.000 21
JLM710949/JLM710910 65.000 22
JLM714149/JLM714110PK 75.000 23
JLM813049/JLM813010PK 70.000 23

JM
JM205149/JM205110 50.000 21
JM205149/JM205110PK 50.000 21
JM207049/JM207010 55.000 21
JM511946/JM511910 65.000 22
JM515649/JM515610PK 80.000 24
JM612949/JM612910PK 70.000 23
JM714249/JM714210PK 75.000 23
JM716648/JM716610PK 85.000 24
JM716649/JM716610 85.000 24
JM718149/JM718110PK 90.000 24
JM719149/JM719113 95.000 24
JM720249/JM720210 100.000 25
JM734449/JM734410 170.000 26
JM736149/JM736110 180.000 26
JM738249/JM738210 190.000 26
JM822049/JM822010 110.000 25

L
L116149/L116110PX2 82.550 24
L21549/L21511 15.875 16
L217849/L217810 88.900 24
L225849/L225810 127.000 25
L319249/L 319210 95.250 25
L327249/L327210 133.350 25
L420449/L420410 101.600 25
L432349/L432310 158.750 26
L433749/L433710 158.750 26
L44643/L44610 25.400 16
L44643L/L44610 25.400 16
L44649/L44610 26.988 17
L45449/L45410 29.000 17
L610549/L610510 63.500 22
L624549/L624510 120.650 25
L68149/L68110 34.988 18
L68149/L68111 34.988 18
L713049/L713010 69.850 23
L814749/L814710 76.200 24
LL225749/LL225710 127.000 25
LL319349/LL319310 95.250 25
LL639249/LL639210 196.850 26

LM
LM102949/LM102910 45.242 20
LM104949/LM104911 50.800 21
LM104949/LM104912 50.800 21
LM11749/LM11710 17.462 16
LM11949/LM11910 19.050 16
LM11949L/LM11910 19.050 16
LM12749/LM12710 21.986 16

DÉSIGNATION ARTICLE d (mm) Page

LM12749/LM12711 21.986 16
LM29748/LM29710 38.100 18
LM29748L/LM29710 38.100 18
LM29749/LM29710 38.100 18
LM29749/LM29711 38.100 18
LM300849/LM300811 41.000 19
LM48548/LM48510 34.925 18
LM48548L/LM48510 34.925 18
LM501349/LM501310 41.275 19
LM501349/LM5013  11 41.275 19
LM501349/LM501314 41.275 19
LM503349/LM503310 46.000 20
LM503349A/LM503310 45.987 20
LM522548/LM522510 109.987 25
LM522549/LM522510 109.987 25
LM603049/LM603011 45.242 20
LM603049/LM603012 45.242 20
LM603049/LM603014 45.242 20
LM67048/LM67010 31.750 17
LM67048L/LM67010 31.750 17
LM67049A/LM67010 31.750 17
LM72849/LM72810PX1 22.606 16
LM78349/LM78310APX2 34.988 18
LM806649/LM806610 53.975 21
LM814849/LM814810 77.788 24

M
M12648/M12610 22.225 16
M12649/M12610 21.430 16
M201047/M201011 39.688 19
M231649/M231610 152.400 26
M236849/M236810 177.800 26
M238849/M238810 187.325 26
M802048/M802011 41.275 19
M804049/M804010 47.625 20
M84249/M84210 25.400 16
M84548/M84510 25.400 16
M84549/M84510 26.988 17
M86643/M86610 25.400 16
M86647/M86610 28.575 17
M86649/M86610 30.162 17
M88040/M88010 28.575 17
M88043/M88010 30.162 17
M88046/M88010 31.750 17
M88048/M88010 33.338 17
M903345/M903310 41.275 19

Inch series index (by article code) 
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Inch range table (by inner diameter)

Inner
diameter

(mm) NTN reference
Outer

diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load 

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)
11,986 4T-A2047/A2126 31,991 10,785 7,938 10,008 0,8 1,3 0,050 10,80 9,45
12,700 4T-A4050/A4138 34,988 10,988 8,730 10,998 1,3 1,3 0,053 12,30 11,60
14,989 4T-A4059/A4138 34,988 10,988 8,730 10,998 0,8 1,3 0,050 12,30 11,60

15,875

4T-L21549/L21511 34,989 10,998 8,712 10,998 1,3 1,3 0,050 14,00 13,70
4T-03062/03162 41,275 14,681 11,112 14,288 1,3 2,0 0,092 20,30 18,70
4T-11590/11520 42,862 14,288 9,525 14,288 1,5 1,5 0,103 17,60 17,50
4T-17580/17520 42,862 16,670 13,495 16,670 1,5 1,5 0,122 26,70 26,00
4T-05062/05185 47,000 14,381 11,112 14,381 1,5 1,3 0,131 24,00 24,20
4T-09062/09195 49,225 21,539 14,288 19,845 0,8 1,3 0,203 38,50 39,00

17,462 4T-LM11749/LM11710 39,878 14,605 10,668 13,843 1,3 1,3 0,084 23,80 24,20

19,050

4T-A6075/A6157 39,992 11,153 9,525 12,014 1,0 1,3 0,065 12,80 12,80
4T-LM11949L/LM11910 45,237 16,637 12,065 15,494 1,3 1,3 0,128 28,30 28,60
4T-LM11949/LM11910 45,237 16,637 12,065 15,494 1,3 1,3 0,122 28,30 28,60
4T-09067/09195 49,225 19,050 14,288 18,034 1,3 1,3 0,179 38,50 39,00
4T-09074/09195 49,225 21,539 14,288 19,845 1,5 1,3 0,188 38,50 39,00
4T-09074/09194 49,225 21,539 17,462 23,020 1,5 3,5 0,200 38,50 39,00
4T-09067/09196 49,225 19,050 17,462 21,209 1,3 1,5 0,198 38,50 39,00
4T-21075/21212 53,975 21,839 15,875 22,225 1,5 2,3 0,248 40,00 39,00
4T-09067/09196 49,225 19,050 17,462 21,209 1,3 1,5 0,198 38,50 39,00

20,000
4T-05079/05185 47,000 14,381 11,112 14,381 1,5 1,3 0,117 24,00 24,20
4T-05079/05185S 47,000 14,381 11,112 14,381 1,5 1,3 0,117 24,00 24,20
4T-07079/07196 50,005 14,260 9,525 13,495 1,5 1,0 0,130 26,00 28,00

20,625 4T-09081/09196 49,225 21,539 17,462 23,020 1,5 1,5 0,190 38,50 39,00
20,638 4T-12580/12520 49,225 19,845 15,875 19,845 1,5 1,5 0,182 37,50 39,00
21,430 4T-M12649/M12610 50,005 18,288 13,970 17,526 1,3 1,3 0,169 38,00 39,00

21,986
4T-LM12749/LM12711 45,974 16,637 12,065 15,494 1,3 1,3 0,123 29,60 34,00
4T-LM12749/LM12710 45,237 16,637 12,065 15,494 1,3 1,3 0,116 29,60 34,00

22,225

4T-07087/07196 50,005 14,260 9,525 13,495 1,3 1,0 0,130 26,00 27,90
4T-M12648/M12610 50,005 18,288 13,970 17,526 1,3 1,3 0,165 38,00 39,00
4T-07087/07210X 50,800 14,260 12,700 15,011 1,3 1,5 0,140 26,00 28,00
4T-07087X/07210X 50,800 14,260 12,700 15,011 1,5 1,5 0,140 26,00 28,00
4T-1380/1328 52,388 20,168 14,288 19,368 1,5 1,5 0,200 40,50 43,00
4T-1755/1729 56,896 19,837 15,875 19,368 1,3 1,3 0,256 42,50 46,50
4T-1280/1220 57,150 22,225 17,462 22,225 0,8 1,5 0,286 47,00 49,50

22,606 4T-LM72849/LM72810PX1 47,000 15,500 12,000 15,500 1,5 1,5 0,125 27,50 32,50
23,812 4T-1779/1729 56,896 19,837 15,875 19,368 0,8 1,3 0,247 42,50 46,50

24,981
4T-07098/07204 51,994 14,260 12,700 15,011 1,5 1,3 0,140 26,00 28,00
4T-17098/17244 62,000 16,566 14,288 16,002 1,5 1,5 0,260 39,00 42,00

25,400

4T-07100S/07196 50,005 14,260 9,525 13,495 1,5 1,0 0,116 26,00 27,90
4T-L44643L/L44610 51,100 14,732 10,668 14,224 1,3 1,3 0,130 28,80 34,00
4T-L44643/L44610 50,292 14,732 10,668 14,224 1,3 1,3 0,130 28,80 34,00
4T-07100/07210X 50,800 14,260 12,700 15,011 1,0 1,5 0,130 26,00 28,00
4T-07100S/07210X 50,800 14,260 12,700 15,011 1,5 1,5 0,130 26,00 28,00
4T-07100SA/07210X 50,800 14,260 12,700 15,011 3,3 1,5 0,130 26,00 28,00
4T-07100/07204 51,994 14,260 12,700 15,011 1,0 1,3 0,144 26,00 27,90
4T-07100S/07204 51,994 14,260 12,700 15,011 1,0 1,3 0,144 26,00 27,90
4T-1780/1729 56,896 19,837 15,875 19,368 0,8 1,3 0,238 42,50 46,50
4T-15578/15520 57,150 17,462 13,495 17,462 1,3 1,5 0,220 39,50 45,50
4T-1986/1922 57,150 19,355 15,875 19,845 1,3 1,5 0,250 40,50 44,50
4T-M84548/M84510 57,150 19,431 14,732 19,431 1,5 1,5 0,241 42,00 48,50
4T-M84249/M84210 59,530 23,114 18,288 23,368 0,8 1,5 0,330 50,00 57,50
4T-15578/15523 60,325 17,462 15,875 19,842 1,3 1,5 0,271 39,50 45,50
4T-15100/15245 62,000 20,638 14,288 19,050 3,5 1,3 0,299 46,50 54,00
4T-15100S/15245 62,000 20,638 14,288 19,050 1,3 1,3 0,299 46,50 54,00
4T-15100S/15250X 63,500 20,638 15,875 20,638 1,3 1,5 0,320 46,50 54,00
4T-M86643/M86610 64,292 21,433 16,670 21,433 1,5 1,5 0,371 51,50 64,50
4T-23100/23256 65,088 21,463 15,875 22,225 1,5 1,5 0,360 47,00 50,50
4T-2687/2631 66,421 25,433 19,050 23,812 1,3 1,3 0,442 64,50 72,50
4T-02473/02420 68,262 22,225 17,462 22,225 0,8 1,5 0,430 57,00 67,00
4T-07100/07196 50,005 14,260 9,525 13,495 1,0 1,0 0,114 26,00 27,00
4T-1780/1730 53,975 19,837 15,875 19,368 0,8 0,8 0,208 42,50 46,50
4T-1986/1931 60,325 19,355 15,875 19,845 1,3 1,3 0,275 40,50 44,50
4T-15100/15250X 63,500 20,638 15,875 20,638 3,5 1,5 0,332 46,50 54,00
4T-15101/15250X 63,500 20,638 15,875 20,638 0,8 1,5 0,335 46,50 54,00
4T-2687/2620 63,100 25,433 19,050 23,812 1,3 3,3 0,390 64,50 72,50
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Inch range table (by inner diameter)

Inner
diameter

(mm) NTN reference
Outer

diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load 

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

26,988

4T-L44649/L44610 50,292 14,732 10,668 14,224 3,5 1,3 0,120 28,80 34,00
4T-15580/15520 57,150 17,462 13,495 17,462 3,5 1,5 0,200 39,50 45,50
4T-M84549/M84510 57,150 19,431 14,732 19,431 1,5 1,5 0,230 42,00 48,50
4T-15106/15250 63,500 20,638 15,875 20,638 0,8 1,3 0,310 46,50 54,00

28,575

4T-15590/15520 57,150 17,462 13,495 17,462 3,5 1,5 0,196 39,50 45,50
4T-1985/1922 57,150 19,355 15,875 19,845 0,8 1,5 0,230 40,50 44,50
4T-1988/1922 57,150 19,355 15,875 19,845 3,5 1,5 0,220 40,50 44,50
4T-15590/15523 60,325 17,462 15,875 19,842 3,5 1,5 0,250 39,50 45,50
4T-15113/15245 62,000 20,638 14,288 19,050 0,8 1,3 0,280 46,50 54,00
4T-15112/15250 63,500 20,638 15,875 20,638 3,5 1,3 0,300 46,50 54,00
4T-M86647/M86610 64,292 21,433 16,670 21,433 1,5 1,5 0,348 51,50 64,50
4T-2689/2631 66,421 25,433 19,050 23,812 1,3 1,3 0,416 64,50 72,50
4T-02474/02420 68,262 22,225 17,462 22,225 0,8 1,5 0,409 57,00 67,00
4T-M88040/M88010 68,262 22,225 17,462 22,225 2,3 1,5 0,410 57,50 73,50
4T-41125/41286 72,626 24,257 17,462 24,608 4,8 1,5 0,477 58,00 55,50
4T-02872/02820 73,025 22,225 17,462 22,225 0,8 3,3 0,480 56,50 68,00
4T-1985/1932 58,738 19,355 15,080 19,050 0,8 1,3 0,230 40,50 44,50

29,000 4T-L45449/L45410 50,292 14,732 10,668 14,224 3,5 1,3 0,113 28,00 35,50

29,987
4T-17118/17244 62,000 16,566 14,288 16,002 1,5 1,5 0,228 39,00 42,00
4T-15117/15245 62,000 20,638 14,288 19,050 1,3 1,3 0,269 46,50 54,00
4T-15117/15244 62,000 20,638 15,875 20,638 1,3 1,3 0,270 46,50 54,00

30,000
4T-JHM88540/JHM88513PX1 72,000 27,783 23,020 29,370 1,3 3,3 0,618 72,00 97,00
4T-14118/14283 72,085 19,202 18,415 22,385 0,8 2,3 0,440 48,50 58,00

30,162

4T-17119/17244 62,000 16,566 14,288 16,002 1,5 1,5 0,226 39,00 42,00
4T-M86649/M86610 64,292 21,433 16,670 21,433 1,5 1,5 0,336 51,50 64,50
4T-M88043/M88010 68,262 22,225 17,462 22,225 2,3 1,5 0,400 57,50 73,50
4T-2558/2523S 69,850 25,357 19,050 23,812 2,3 1,3 0,468 69,00 81,50

30,213 4T-15118/15250X 63,500 20,638 15,875 20,638 3,5 1,5 0,298 46,50 54,00
30,226 4T-14116/14276 69,012 19,583 15,875 19,845 0,8 1,3 0,370 48,50 58,00

31,750

4T-08125/08231 58,738 15,080 10,716 14,683 1,0 1,0 0,170 28,20 32,50
4T-LM67048L/LM67010 59,131 16,764 11,811 15,875 1,8 1,3 0,180 34,50 41,00
4T-LM67049A/LM67010 59,131 16,764 11,811 15,875 0,8 1,3 0,180 34,50 41,00
4T-LM67048/LM67010 59,131 16,764 11,811 15,875 3,9 1,3 0,182 34,50 41,00
4T-15123/15245 62,000 19,050 14,288 18,161 4,7 1,3 0,244 46,50 54,00
4T-15125/15245 62,000 20,638 14,288 19,050 3,5 1,3 0,253 46,50 54,00
4T-15123/15250X 63,500 19,050 15,875 20,638 1,3 1,5 0,260 46,50 54,00
4T-2580/2520 66,421 25,357 20,638 25,400 0,8 3,3 0,409 69,00 81,50
4T-M88046/M88010 68,262 22,225 17,462 22,225 1,5 1,5 0,390 57,50 73,50
4T-14124/14276 69,012 19,583 15,875 19,845 0,8 1,3 0,359 48,50 58,00
4T-14125A/14276 69,012 19,583 15,875 19,845 3,5 1,3 0,356 48,50 58,00
4T-2580/2523 69,850 25,357 19,050 23,812 0,8 1,3 0,454 69,00 81,50
4T-3188/3120 72,626 29,997 23,812 30,162 0,8 3,3 0,603 84,50 98,00
4T-3188S/3120 72,626 29,997 23,812 30,162 1,5 3,3 0,603 84,50 98,00
4T-HM88542/HM88510 73,025 27,783 23,020 29,370 1,3 3,3 0,622 72,00 97,00
4T-43125/43312 79,375 24,074 17,462 25,400 1,5 1,5 0,580 65,50 67,00
4T-14125A/14274 69,012 19,583 15,875 19,845 3,5 3,3 0,352 48,50 58,00
4T-02475/02420 68,262 22,225 17,462 22,225 3,5 1,5 0,380 57,00 67,00
4T-02476/02420 68,262 22,225 17,462 22,225 0,8 1,5 0,383 57,00 67,00
4T-2580/2523S 69,850 25,357 19,050 23,812 0,8 1,3 0,455 69,00 81,50

33,338

4T-M88048/M88010 68,262 22,225 17,462 22,225 0,8 1,5 0,378 56,50 71,00
4T-14130/14276 69,012 19,583 15,875 19,845 3,5 1,3 0,344 48,50 58,00
4T-14131/14276 69,012 19,583 15,875 19,845 0,8 1,3 0,347 48,50 58,00
4T-HM88547/HM88510 73,025 27,783 23,020 29,370 0,8 3,3 0,604 72,00 97,00
4T-2790/2720 76,200 25,654 19,050 23,812 1,5 3,3 0,553 73,00 90,50
4T-HM89443/HM89410 76,200 28,575 23,020 29,370 0,8 3,3 0,668 78,00 105,00
4T-2585/2523 69,850 25,357 19,050 23,812 3,5 1,3 0,435 69,00 81,50
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Inner
diameter

(mm) NTN reference
Outer

diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load 

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

34,925

4T-LM48548/LM48510 65,088 18,288 13,970 18,034 3,9 1,3 0,249 46,50 56,00
4T-LM48548L/LM48510 65,088 18,288 13,970 18,034 3,5 1,3 0,255 46,50 56,00
4T-14138A/14274 69,012 19,583 15,875 19,845 3,5 3,3 0,320 48,50 58,00
4T-14137A/14276 69,012 19,583 15,875 19,845 1,5 1,3 0,333 48,50 58,00
4T-14138A/14276 69,012 19,583 15,875 19,845 3,5 1,3 0,320 48,50 58,00
4T-HM88649/HM88610 72,233 25,400 19,842 25,400 2,3 2,3 0,489 65,00 84,50
4T-2878/2820 73,025 23,812 17,462 22,225 0,8 3,3 0,434 62,50 75,50
4T-25877/25820 73,025 24,608 19,050 23,812 1,5 2,3 0,471 71,00 85,00
4T-25877/25821 73,025 24,608 19,050 23,812 1,5 0,8 0,474 71,00 85,00
4T-2793/2720 76,200 25,654 19,050 23,812 0,8 3,3 0,536 73,00 90,50
4T-HM89446/HM89410 76,200 28,575 23,020 29,370 3,5 3,3 0,646 78,00 105,00
4T-31593/31520 76,200 28,575 23,812 29,370 3,5 3,3 0,625 80,50 97,00
4T-31594/31520 76,200 28,575 23,812 29,370 1,5 3,3 0,627 80,50 97,00
4T-3478/3420 79,375 29,771 23,812 29,370 3,5 3,3 0,725 93,00 114,00
4T-28137/28317 80,035 20,940 15,875 21,433 1,5 1,5 0,500 55,50 63,00
4T-3379/3320 80,167 30,391 23,812 29,370 3,5 3,3 0,732 95,00 112,00
4T-3872/3820 85,725 30,162 23,812 30,162 3,5 3,3 0,897 105,00 132,00
4T-02878/02820 73,025 22,225 17,462 22,225 0,8 3,3 0,425 56,50 68,00
4T-25878/25820 73,025 24,608 19,050 23,812 3,5 2,3 0,468 71,00 85,00
4T-2796/2729 76,200 25,654 19,050 23,812 3,5 0,8 0,536 73,00 90,50

34,988
4T-L68149/L68110 59,131 16,764 11,938 15,875 3,5 1,3 0,170 35,50 47,50
4T-L68149/L68111 59,974 16,764 11,938 15,875 3,9 1,3 0,179 35,50 47,50

35,000
4T-LM78349/LM78310APX2 62,000 17,000 13,600 16,700 2,5 1,5 0,206 33,00 29,20
4T-JL68145/JL68111Z 60,000 18,410 11,938 15,875 2,0 1,3 0,180 35,50 47,50

35,717 4T-HM88648/HM88610PX1 72,233 25,400 19,842 25,400 3,5 2,3 0,477 65,00 84,50

36,487
4T-25880/25821 73,025 24,608 19,050 23,812 1,5 0,8 0,457 71,00 85,00
4T-25880/25820 73,025 24,608 19,050 23,813 1,5 2,3 0,460 76,00 98,00
4T-2780/2720 76,200 25,654 19,050 23,812 1,5 3,3 0,518 73,00 90,50

36,512

4T-HM89448/HM89410 76,200 28,575 23,020 29,370 0,8 3,3 0,629 78,00 105,00
4T-HM89449/HM89410 76,200 28,575 23,020 29,370 3,5 3,3 0,626 78,00 105,00
4T-HM89449/HM89411 76,200 28,575 23,020 29,370 3,5 0,8 0,631 78,00 105,00
4T-31597/31520 76,200 28,575 23,812 29,370 3,5 3,3 0,605 80,50 97,00
4T-HM89249/HM89210 79,375 28,829 22,664 29,370 3,5 3,3 0,686 86,50 104,00

38,000
4T-JL69349/JL69310 63,000 17,000 13,500 17,000 3,9 1,3 0,198 38,50 52,50
4T-JL69345/JL69310 63,000 19,000 13,500 17,000 3,5 1,5 0,200 38,50 52,50

38,100

4T-13889/13830 63,500 11,908 9,525 12,700 1,5 0,8 0,147 25,90 33,50
4T-LM29748/LM29710 65,088 18,288 13,970 18,034 3,9 1,3 0,233 43,50 57,00
4T-LM29748L/LM29710 65,088 18,288 13,970 18,034 3,9 1,3 0,237 43,50 57,00
4T-LM29749/LM29710 65,088 18,288 13,970 18,034 2,3 1,3 0,235 43,50 57,00
4T-LM29749/LM29711 65,088 18,288 15,748 19,812 2,3 1,3 0,250 43,50 57,00
4T-19150/19268 68,262 16,520 11,908 15,875 1,5 1,5 0,240 43,50 51,00
4T-19150/19268X 68,275 16,520 16,032 20,000 1,5 1,5 0,280 43,50 51,00
4T-13685/13621 69,012 19,050 15,083 19,050 3,5 2,3 0,293 47,50 59,50
4T-13687/13621 69,012 19,050 15,083 19,050 2,0 2,3 0,296 47,50 59,50
4T-19150/19283X 72,000 16,520 14,288 17,018 1,5 1,5 0,300 43,50 51,00
4T-16150/16282 72,000 20,638 14,237 19,000 3,5 1,5 0,331 48,00 58,50
4T-16150/16284 72,238 20,638 15,875 20,638 3,5 1,3 0,355 48,00 58,50
4T-16150/16283 72,238 20,638 19,050 23,812 3,5 2,3 0,390 48,00 58,50
4T-2788/2735X 73,025 25,654 19,050 23,775 3,5 0,8 0,440 73,00 90,50
4T-28150/28300 76,200 20,940 15,507 20,638 1,5 1,3 0,405 55,50 63,00
4T-2788/2729 76,200 25,654 19,050 23,775 3,5 0,8 0,500 73,00 90,50
4T-2788/2720 76,200 25,654 19,050 23,812 3,5 3,3 0,497 73,00 90,50
4T-26878/26822 79,375 25,400 19,050 23,812 0,8 0,8 0,574 76,50 97,50
4T-3490/3420 79,375 29,771 23,812 29,370 3,5 3,3 0,683 93,00 114,00
4T-HM801346/HM801310 82,550 28,575 23,020 29,370 0,8 3,3 0,767 87,00 117,00
4T-HM801346X/HM801310 82,550 28,575 23,020 29,370 0,8 3,3 0,767 87,00 117,00
4T-3876/3820 85,725 30,162 23,812 30,162 3,5 3,3 0,854 105,00 132,00
4T-44150/44348 88,500 23,698 17,462 25,400 2,3 1,5 0,711 70,50 78,00
4T-418/414 88,500 29,083 22,225 26,988 3,5 1,5 0,840 95,50 107,00

Inch range table (by inner diameter)
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39,688

4T-2789/2729 76,200 25,654 19,050 23,775 3,5 0,8 0,480 73,00 90,50
4T-2789/2720 76,200 25,654 19,050 23,812 3,5 3,3 0,477 73,00 90,50
4T-3386/3320 80,167 30,391 23,812 29,370 0,8 3,3 0,668 95,00 112,00
4T-M201047/M201011 73,025 22,098 21,336 25,654 0,8 2,3 0,431 62,00 79,50
4T-3386/3325 79,975 30,391 23,812 29,370 0,8 3,3 0,670 95,00 112,00

40,000

4T-344/332 80,000 22,403 17,826 21,000 3,5 1,3 0,479 68,00 75,00
4T-28158/28300 76,200 20,940 15,507 20,638 1,5 1,3 0,386 55,50 63,00
4T-344A/332 80,000 22,403 17,826 21,000 0,8 1,3 0,482 68,00 75,00
4T-420/414 88,500 29,083 22,225 26,988 3,5 1,5 0,813 95,50 107,00
4T-543/532X 107,950 36,957 28,575 36,512 3,5 3,3 1,770 141,00 177,00

40,483
4T-HM801349/HM801310 82,550 28,575 23,020 29,370 3,5 3,3 0,731 87,00 117,00
4T-HM801349/HM801311 82,550 28,575 23,020 29,370 3,5 0,8 0,738 87,00 117,00

41,000 4T-LM300849/LM300811 67,975 18,000 13,500 17,500 3,9 1,5 0,239 46,00 62,50

41,275

4T-18590/18520 73,025 17,462 12,700 16,667 3,5 1,5 0,281 46,00 55,50
4T-LM501349/LM501310 73,431 19,812 14,732 19,558 3,5 0,8 0,335 56,00 69,50
4T-LM501349/LM501314 73,431 19,812 16,604 21,430 3,5 0,8 0,355 56,00 69,50
4T-LM501349/LM501311 73,431 19,812 18,186 23,012 3,5 3,3 0,370 54,00 66,00
4T-11162/11300 76,200 17,384 14,288 18,009 1,5 1,5 0,337 42,50 51,50
4T-24780/24720 76,200 23,020 17,462 22,225 3,5 0,8 0,432 65,00 80,50
4T-24780/24721 76,200 23,020 20,638 25,400 3,5 3,3 0,470 65,00 80,50
4T-26882/26822 79,375 25,400 19,050 23,812 3,5 0,8 0,531 76,50 97,50
4T-26882/26820 80,167 25,400 20,638 25,400 3,5 3,3 0,563 76,50 97,50
4T-M802048/M802011 82,550 25,654 20,193 26,543 3,5 3,3 0,642 80,50 104,00
4T-3877/3820 85,725 30,162 23,812 30,162 3,5 3,3 0,830 105,00 132,00
4T-3585/3525 87,312 30,886 23,812 30,162 1,5 3,3 0,835 94,00 117,00
4T-44162/44348 88,500 23,698 17,462 25,400 2,3 1,5 0,680 70,50 78,00
4T-HM803145/HM803110 88,900 29,370 23,020 30,162 0,8 3,3 0,901 93,50 125,00
4T-HM803146/HM803110 88,900 29,370 23,020 30,162 3,5 3,3 0,898 93,50 125,00
4T-HM903245/HM903210 95,250 28,575 22,225 30,958 3,5 0,8 1,050 96,00 116,00
4T-HM903245/HM903210PX1 95,250 28,575 22,225 30,958 3,5 0,8 1,048 96,00 116,00
4T-HM804840/HM804810 95,250 29,370 23,020 30,162 3,5 3,3 1,080 109,00 147,00
4T-526/522 101,600 36,068 26,988 34,925 3,5 3,3 1,420 135,00 165,00
4T-3384/3320 80,167 30,391 23,812 29,370 0,8 3,3 0,649 95,00 112,00
4T-M903345/M903310 92,075 23,812 16,670 26,195 3,5 1,5 0,758 72,50 81,50

42,862 4T-3579/3525 87,312 30,886 23,812 30,162 3,5 3,3 0,805 94,00 117,00

42,875

4T-25577/25520 82,931 25,400 19,050 23,812 3,5 0,8 0,581 76,00 98,00
4T-25577/25523 82,931 25,400 22,225 26,988 3,5 3,3 0,610 76,00 98,00
4T-25577/25521 83,058 25,400 19,050 23,812 3,5 3,3 0,560 76,00 98,00
4T-25577/25522 83,058 25,400 19,114 23,876 3,5 2,0 0,583 76,00 98,00

Inch range table (by inner diameter)
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44,450

4T-18685/18620 79,375 17,462 13,495 17,462 2,8 1,5 0,345 45,50 56,00
4T-25580/25520 82,931 25,400 19,050 23,812 3,5 0,8 0,560 76,00 98,00
4T-25581/25520 82,931 25,400 19,050 23,812 0,5 0,8 0,563 76,00 98,00
4T-25580/25521 83,058 25,400 19,050 23,812 3,5 3,3 0,540 76,00 98,00
4T-25580/25522 83,058 25,400 19,114 23,876 3,5 2,0 0,550 76,00 98,00
4T-355X/354X 85,000 21,692 17,462 20,638 2,3 1,3 0,511 69,50 79,50
4T-4370/4320 88,500 40,386 33,338 39,688 3,5 3,3 1,110 136,00 175,00
4T-HM803149/HM803111 88,900 29,370 23,020 30,162 3,5 0,8 0,850 93,50 125,00
4T-HM803149/HM803110 88,900 29,370 23,020 30,162 3,5 3,3 0,849 93,50 125,00
4T-355X/352 90,119 21,692 21,808 23,000 3,5 2,3 0,670 69,50 79,50
4T-HM803149/HM803112 92,075 29,370 23,020 30,162 3,5 3,3 0,920 93,50 125,00
4T-3782/3720 93,264 30,302 23,812 30,162 3,5 3,3 0,961 102,00 134,00
4T-53178/53375 95,250 28,300 20,638 30,958 2,0 0,8 0,927 82,50 92,00
4T-33885/33822 95,250 28,575 22,225 27,783 0,8 0,8 0,970 107,00 139,00
4T-HM903249/HM903210 95,250 28,575 22,225 30,958 3,5 0,8 1,000 96,00 116,00
4T-HM804843/HM804810PX1 95,250 29,370 23,020 30,162 3,5 3,3 1,032 109,00 147,00
4T-HM804842/HM804810 95,250 29,370 23,020 30,162 0,8 3,3 1,040 109,00 147,00
4T-HM807040/HM807010 104,775 36,512 28,575 36,512 3,5 3,3 1,620 138,00 189,00
4T-55175C/55437 111,125 26,909 20,638 30,162 3,5 3,3 1,450 104,00 136,00
4T-55176/55437 111,125 26,909 20,638 30,162 0,8 3,3 1,090 104,00 136,00
4T-535/532A 111,125 36,957 30,162 38,100 3,5 3,3 1,830 141,00 177,00
4T-615/612 120,650 41,275 31,750 41,275 3,5 3,3 2,430 172,00 213,00
4T-12175/12303 76,992 17,145 11,908 17,462 1,5 1,5 0,308 44,00 54,00
4T-25580/25523 82,931 25,400 22,225 26,988 3,5 2,3 0,605 76,00 90,00
4T-3578/3525 87,312 30,886 23,812 30,162 3,5 3,3 0,779 94,00 117,00
4T-53177/53375 95,250 28,300 20,638 30,958 3,5 0,8 0,925 82,50 92,00
4T-438/432 95,250 29,900 22,225 27,783 3,5 2,3 0,953 108,00 129,00
4T-527/522 101,600 36,068 26,988 34,925 3,5 3,3 1,370 135,00 165,00

44,980 4T-25584/25521 82,830 25,400 19,050 23,810 1,5 3,3 0,560 76,00 98,00

44,983
4T-25584/25520 82,931 25,400 19,050 23,812 1,5 0,8 0,555 76,00 98,00
4T-3776/3720 93,264 30,302 23,812 30,162 3,5 3,3 0,952 102,00 134,00

44,988 4T-HM905843/HM905810 104,986 31,750 23,368 32,512 2,5 2,5 1,380 113,00 151,00
45,000 4T-HM903248/HM903210 95,250 28,575 22,225 30,958 3,5 0,8 1,000 96,00 116,00
45,230 4T-17887/17831 79,985 20,638 15,080 19,842 2,0 1,3 0,400 59,50 75,50
45,237 4T-3586/3525 87,312 30,886 23,812 30,162 3,5 3,3 0,765 94,00 117,00

45,242

4T-LM102949/LM102910 73,431 19,812 15,748 19,558 3,5 0,8 0,307 54,00 76,00
4T-LM603049/LM603011 77,788 19,842 15,080 19,842 3,5 0,8 0,372 57,50 73,50
4T-LM603049/LM603012 77,788 19,842 16,667 21,430 3,5 0,8 0,391 57,50 73,50
4T-LM603049/LM603014 79,974 19,842 15,080 19,842 3,5 0,8 0,405 57,50 73,50

45,618

4T-25590/25520 82,931 25,400 19,050 23,812 3,5 0,8 0,543 76,00 98,00
4T-25590/25523 82,931 25,400 22,225 26,988 3,5 2,3 0,588 76,00 98,00
4T-25590/25521 83,058 25,400 19,050 23,812 3,5 3,3 0,541 76,00 98,00
4T-25590/25522 83,058 25,400 19,114 23,876 3,5 2,0 0,545 76,00 98,00

45,980 4T-HM204049/HM204010 90,975 32,000 26,500 32,000 3,5 3,5 0,920 117,00 147,00

45,987
4T-LM503349A/LM503310 74,976 18,000 14,000 18,000 3,5 1,5 0,290 51,00 71,00
4T-LM503349/LM503310 74,976 18,000 14,000 18,000 3,9 1,5 0,296 51,00 71,00

46,038
4T-18690/18620 79,375 17,462 13,495 17,462 2,8 1,5 0,329 45,50 56,00
4T-359S/354X 85,000 21,692 17,462 20,638 3,5 1,3 0,489 69,50 79,50
4T-2984/2924 85,000 25,608 20,638 25,400 3,5 1,3 0,615 79,00 104,00

47,625

4T-369S/362A 88,900 22,225 16,513 20,638 2,3 1,3 0,561 76,50 90,50
4T-M804049/M804010 88,900 25,400 19,050 25,400 3,5 3,3 0,657 82,00 101,00
4T-3779/3720 93,264 30,302 23,812 30,162 3,5 3,3 0,904 102,00 134,00
4T-HM804846/HM804810 95,250 29,370 23,020 30,162 3,5 3,3 0,978 109,00 147,00
4T-386A/382A 96,838 21,946 15,875 21,000 0,8 0,8 0,720 78,00 96,50
4T-528/522 101,600 36,068 26,988 34,925 3,5 3,3 1,300 135,00 165,00
4T-55187C/55443 112,712 26,909 20,638 30,162 3,5 3,3 1,450 91,50 108,00
4T-55187/55443 112,712 26,909 20,638 30,162 3,5 3,3 1,364 91,50 108,00
4T-55187C/55437 111,125 26,909 20,638 30,162 3,5 3,3 1,400 104,00 136,00
4T-536/532X 107,950 36,957 28,575 36,512 3,5 3,3 1,617 141,00 177,00
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48,412
4T-HM804848/HM804810 95,250 29,370 23,020 30,162 2,3 3,3 0,967 109,00 147,00
4T-HM804849/HM804810 95,250 29,370 23,020 30,162 3,5 3,3 0,964 109,00 147,00

49,212
4T-5395/5335 103,188 44,475 36,512 43,658 3,5 3,3 1,750 174,00 232,00
4T-HM807044/HM807010 104,775 36,512 28,575 36,512 3,5 3,3 1,520 138,00 189,00
4T-65390/65320 114,300 44,450 34,925 44,450 3,5 3,3 2,230 186,00 225,00

50,000

4T-JLM104948/JLM104910 82,000 21,500 17,000 21,500 3,0 0,5 0,420 69,50 94,00
4T-JLM704649/JLM704610PK 84,000 22,000 17,500 22,000 3,5 1,5 0,466 69,50 94,50
4T-365/362 88,900 22,225 16,513 20,638 2,0 1,3 0,530 76,50 90,50
4T-JM205149/JM205110 90,000 28,000 23,000 28,000 3,0 2,5 0,752 106,00 141,00
4T-JM205149/JM205110PK 90,000 28,000 23,000 28,000 3,0 2,5 0,750 106,00 141,00
4T-JHM807045/JHM807012 105,000 36,000 29,000 37,000 3,0 2,5 1,520 138,00 189,00
4T-365/362A 88,900 22,225 16,513 20,638 2,0 1,3 0,530 76,50 90,50

50,800

4T-LM104949/LM104911 82,550 22,225 16,510 21,590 3,5 1,3 0,419 69,50 94,00
4T-LM104949/LM104912 82,931 22,225 16,510 21,590 3,5 1,3 0,425 69,50 94,00
4T-18790/18720 85,000 17,462 13,495 17,462 3,5 1,5 0,374 49,50 65,00
4T-368A/362A 88,900 22,225 16,513 20,638 3,5 1,3 0,516 76,50 90,50
4T-28580/28521 92,075 25,400 19,845 24,608 3,5 0,8 0,703 83,50 116,00
4T-3780/3720 93,264 30,302 23,812 30,162 3,5 3,3 0,848 102,00 134,00
4T-33889/33822 95,250 28,575 22,225 28,575 3,5 0,8 0,879 107,00 139,00
4T-529/522 101,600 36,068 26,988 34,925 0,8 3,3 1,240 135,00 165,00
4T-529X/522 101,600 36,068 26,988 34,925 3,5 3,3 1,230 135,00 165,00
4T-45284/45220 104,775 30,958 23,812 30,162 6,4 3,3 1,220 130,00 169,00
4T-45285/45220 104,775 30,958 23,812 30,162 2,3 3,3 1,230 130,00 169,00
4T-HM807046/HM807010 104,775 36,512 28,575 36,512 3,5 3,3 1,490 138,00 189,00
4T-4580/4535 104,775 40,157 33,338 39,687 3,5 3,3 1,620 151,00 212,00
4T-537/532X 107,950 36,957 28,575 36,512 3,5 3,3 1,550 141,00 177,00
4T-55200C/55437 111,125 26,909 20,638 30,162 3,5 3,3 1,360 91,50 108,00
4T-HM907643/HM907614 111,125 28,575 20,638 30,162 3,5 3,3 1,360 104,00 136,00
4T-66200/66462 117,475 31,750 23,812 33,338 3,5 3,3 1,670 130,00 153,00
4T-72200C/72487 123,825 32,791 25,400 36,512 3,5 3,3 2,100 154,00 188,00
4T-65200/65500 127,000 44,450 34,925 44,450 3,5 3,3 2,880 203,00 263,00
4T-368/362 88,900 22,225 16,513 20,638 1,5 1,3 0,519 76,50 90,50
4T-368A/362 90,000 22,225 15,875 20,000 3,5 2,0 0,525 76,50 90,50
4T-49585/49520 101,600 31,750 25,400 31,750 3,5 3,3 1,130 110,00 136,00
4T-59200/59412 104,775 36,512 28,575 36,512 3,5 3,3 1,440 143,00 178,00
4T-537/532A 111,125 36,957 30,162 38,100 3,5 3,3 1,718 141,00 177,00

52,388
4T-28584/28521 92,075 25,400 19,845 24,608 3,5 0,8 0,677 83,50 116,00
4T-33891/33821 95,250 28,575 22,225 27,783 3,5 2,3 0,847 107,00 139,00
4T-3767/3720 93,264 30,302 23,812 30,162 2,3 3,3 0,819 102,00 134,00

53,975

4T-LM806649/LM806610 88,900 19,050 13,492 19,050 2,3 2,0 0,437 61,00 82,50
4T-33895/33822 95,250 28,575 22,225 27,783 1,5 0,8 0,824 107,00 139,00
4T-HM807049/HM807010 104,775 36,512 28,575 36,512 3,5 3,3 1,410 138,00 189,00
4T-539/532X 107,950 36,957 28,575 36,512 3,5 3,3 1,470 141,00 177,00
4T-66584/66520 122,238 31,750 23,812 33,338 3,5 3,3 1,790 134,00 163,00
4T-72212C/72487 123,825 32,791 25,400 36,512 3,5 3,3 2,030 154,00 188,00
4T-65212/65500 127,000 44,450 34,925 44,450 3,5 3,3 2,790 203,00 263,00
4T-6280/6220 127,000 52,388 41,275 50,800 3,5 3,3 3,250 250,00 320,00
4T-78214/78551 140,030 33,236 23,520 36,512 0,8 2,3 2,770 171,00 212,00
4T-78214C/78551 140,030 33,236 23,520 36,512 0,8 2,3 2,770 171,00 212,00
4T-33895/33821 95,250 28,575 22,225 27,783 1,5 2,3 0,821 107,00 139,00
4T-45287/45220 104,775 30,958 23,812 30,162 0,8 3,3 1,170 130,00 169,00
4T-78215C/78551 140,030 33,236 23,520 36,512 3,5 2,3 2,760 171,00 212,00

54,488 4T-HM807048/HM807010 104,775 36,512 28,575 36,512 3,5 3,3 1,400 138,00 189,00

55,000
4T-JLM506849/JLM506810 90,000 23,000 18,500 23,000 1,5 0,5 0,558 77,50 109,00
4T-JM207049/JM207010 95,000 29,000 23,500 29,000 1,5 2,5 0,820 107,00 144,00
4T-JH307749/JH307710 110,000 39,000 32,000 39,000 3,0 2,5 1,710 173,00 219,00

55,562
4T-28680/28622 97,630 24,608 19,446 24,608 3,5 0,8 0,774 88,50 128,00
4T-HM813840/HM813810 127,000 36,512 26,988 36,512 3,5 3,3 2,340 163,00 228,00
4T-72218C/72487 123,825 32,791 25,400 36,512 3,5 3,3 1,990 154,00 188,00
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57,150

4T-387/382 98,425 21,946 17,600 21,000 2,3 0,8 0,629 79,30 98,40
4T-387/382A 96,838 21,946 15,875 21,000 2,3 0,8 0,583 78,00 96,50
4T-387A/382A 96,838 21,946 15,875 21,000 3,5 0,8 0,581 78,00 96,50
4T-28682/28622 97,630 24,608 19,446 24,608 3,5 0,8 0,747 88,50 128,00
4T-387A/382 98,425 21,946 17,826 21,000 3,5 0,8 0,628 78,00 96,50
4T-387A/383A 100,000 21,946 17,826 21,000 3,5 2,0 0,660 78,00 96,50
4T-462/453X 104,775 29,317 24,605 30,162 2,3 3,3 1,060 115,00 148,00
4T-462A/453X 104,775 29,317 24,605 30,162 2,3 3,3 1,060 115,00 148,00
4T-469/453X 104,775 29,317 24,605 30,162 3,5 3,3 1,060 115,00 148,00
4T-45289/45220 104,775 30,958 23,812 30,162 0,8 3,3 1,100 130,00 169,00
4T-45291/45220 104,775 30,958 23,812 30,162 6,4 3,3 1,090 130,00 169,00
4T-390/394A 110,000 21,996 18,824 22,000 2,3 1,3 0,954 89,50 120,00
4T-39580/39520 112,712 30,162 23,812 30,162 3,5 3,3 1,410 138,00 195,00
4T-39581/39520 112,712 30,162 23,812 30,162 8,0 3,3 1,400 138,00 195,00
4T-66225/66462 117,475 31,750 23,812 33,338 3,5 3,3 1,540 130,00 153,00
4T-623/612 120,650 41,275 31,750 41,275 3,5 3,3 2,120 172,00 213,00
4T-78225/78551 140,030 33,236 23,520 36,512 3,5 2,3 2,690 171,00 212,00
4T-387AS/382A 96,838 21,946 15,875 21,000 5,0 0,8 0,576 78,00 96,50
4T-387A/382S 96,838 21,946 20,274 25,400 3,5 2,3 0,650 78,00 96,50
4T-555S/552A 123,825 36,678 30,162 38,100 3,5 3,3 2,180 158,00 216,00

57,531 4T-388A/382 98,425 21,946 17,826 21,000 3,5 0,8 0,621 78,00 96,50
59,987 4T-H913840/H913810 146,050 39,688 25,400 41,275 3,5 3,3 3,220 199,00 234,00
60,000 4T-JLM508748/JLM508710 95,000 24,000 19,000 24,000 5,0 2,5 0,606 83,00 122,00

60,325

4T-28985/28921 100,000 25,400 19,845 25,400 3,5 3,3 0,772 90,50 134,00
4T-28985/28920 101,600 25,400 19,845 25,400 3,5 3,3 0,811 90,50 134,00
4T-3980/3920 112,712 30,048 23,812 30,162 3,5 3,3 1,330 119,00 174,00
4T-65237/65500 127,000 44,450 34,925 44,450 3,5 3,3 2,650 203,00 263,00
4T-HM911245/HM911210 130,175 33,338 23,812 36,512 5,0 3,3 2,120 156,00 186,00
4T-78238/78537 136,525 33,236 23,520 36,512 5,0 3,3 2,330 171,00 212,00
4T-5583/5535 122,238 43,764 36,512 43,658 3,5 3,3 2,440 194,00 283,00

61,912
4T-H715334/H715311 136,525 46,038 36,512 46,038 3,5 3,3 3,470 224,00 355,00
4T-H913842/H913810 146,050 39,688 25,400 41,275 3,5 3,3 3,170 199,00 234,00

62,738 4T-28995/28921 100,000 25,400 19,845 25,400 3,5 3,3 0,700 90,50 134,00

63,500

4T-L610549/L610510 94,458 19,050 15,083 19,050 1,5 1,5 0,449 60,50 103,00
4T-39250/39412 104,775 22,000 15,875 21,433 2,0 2,0 0,680 83,50 108,00
4T-29585/29520 107,950 25,400 19,050 25,400 3,5 3,3 0,924 91,50 140,00
4T-29586/29520 107,950 25,400 19,050 25,400 1,5 3,3 0,929 91,50 140,00
4T-390A/394A 110,000 21,996 18,824 22,000 1,5 1,3 0,851 89,50 120,00
4T-395/394A 110,000 21,996 18,824 22,000 3,5 1,3 0,847 89,50 120,00
4T-29585/29521 110,000 25,400 19,050 25,400 3,5 1,3 0,982 91,50 140,00
4T-3982/3920 112,712 30,048 23,812 30,162 3,5 3,3 1,260 119,00 174,00
4T-39585/39520 112,712 30,162 23,812 30,162 3,5 3,3 1,270 138,00 195,00
4T-HM212047/HM212011 122,238 38,354 29,718 38,100 7,0 3,3 1,940 187,00 244,00
4T-5584/5535 122,238 43,764 36,512 43,658 3,5 3,3 2,340 194,00 283,00
4T-559/552A 123,825 36,678 30,162 38,100 3,5 3,3 2,010 158,00 216,00
4T-639/632 136,525 41,275 31,750 41,275 3,5 3,3 2,850 194,00 262,00
4T-78250/78551 140,030 33,236 23,520 36,512 2,3 2,3 2,540 171,00 212,00
4T-29586/29522 107,950 25,400 19,050 25,400 1,5 0,8 0,935 91,50 140,00
4T-HM212047/HM212010 122,238 38,354 29,718 38,100 7,0 1,5 1,948 187,00 244,00
4T-565/563 127,000 36,170 28,575 36,512 3,5 3,3 2,110 163,00 229,00

65,000
4T-JLM710949/JLM710910 105,000 23,000 18,500 24,000 3,0 1,0 0,742 85,00 117,00
4T-JM511946/JM511910 110,000 28,000 22,500 28,000 3,0 2,5 1,080 119,00 174,00
4T-JH211749/JH211710PK 210,000 38,500 32,000 39,000 3,0 2,5 1,860 185,00 248,00

65,088 4T-6379/6320 135,755 56,007 44,450 53,975 3,5 3,3 3,710 278,00 380,00
65,987 4T-H212749/H212710 123,975 41,500 34,000 41,500 7,0 3,5 2,130 205,00 277,00

Inch range table (by inner diameter)
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66,675

4T-29590/29520 107,950 25,400 19,050 25,400 3,5 3,3 0,860 91,50 140,00
4T-29590/29522 107,950 25,400 19,050 25,400 3,5 0,8 0,800 91,50 140,00
4T-395A/394A 110,000 21,996 18,824 22,000 0,8 1,3 0,796 89,50 120,00
4T-395S/394A 110,000 21,996 18,824 22,000 3,5 1,3 0,791 89,50 120,00
4T-395A/394 110,000 21,996 22,000 22,000 0,8 0,8 0,830 89,50 120,00
4T-29590/29521 110,000 25,400 19,050 25,400 3,5 1,3 0,910 91,50 140,00
4T-3984/3920 112,712 30,048 23,812 30,162 3,5 3,3 1,180 119,00 174,00
4T-3994/3920 112,712 30,048 23,812 30,162 5,5 3,3 1,180 119,00 174,00
4T-39590/39520 112,712 30,162 23,812 30,162 3,5 3,3 1,190 138,00 195,00
4T-HM212049/HM212010 122,238 38,354 29,718 38,100 3,5 1,5 1,860 187,00 244,00
4T-HM212049/HM212011 122,238 38,354 29,718 38,100 3,5 3,3 1,850 187,00 244,00
4T-6386/6320 135,755 56,007 44,450 53,975 4,3 3,3 3,640 278,00 380,00
4T-641/632 136,525 41,275 31,750 41,275 3,5 3,3 2,740 194,00 262,00
4T-H414242/H414210 136,525 41,275 31,750 41,275 3,5 3,3 2,750 226,00 293,00
4T-H715341A/H715311 136,525 46,038 36,512 46,038 7,0 3,3 3,280 224,00 355,00
4T-33262/33462 117,475 30,162 23,812 30,162 3,5 3,3 1,358 117,00 175,00
4T-560/552A 123,825 36,678 30,162 38,100 3,5 3,3 1,920 158,00 216,00
4T-HM813844/HM813810 127,000 36,512 26,988 36,512 3,5 3,3 2,030 163,00 228,00

68,262

4T-399A/394A 110,000 21,996 18,824 22,000 2,3 1,3 0,764 89,50 120,00
4T-399AS/394A 110,000 21,996 18,824 22,000 5,0 1,3 0,756 89,50 120,00
4T-H414245/H414210 136,525 41,275 31,750 41,275 3,5 3,3 2,700 226,00 293,00
4T-H715343/H715311 136,525 46,038 36,512 46,038 3,5 3,3 3,240 224,00 355,00
4T-9278/9220 161,925 46,038 31,750 49,212 3,5 3,3 4,640 255,00 300,00
4T-9185/9121 152,400 46,038 31,750 47,625 3,5 3,3 3,788 244,00 277,00

69,850

4T-L713049/L713010 101,600 19,050 15,083 19,050 1,5 1,5 0,510 60,50 106,00
4T-29675/29620 112,712 25,400 19,050 25,400 1,5 3,3 0,949 95,50 151,00
4T-33275/33462 117,475 30,162 23,812 30,162 3,5 3,3 1,280 117,00 175,00
4T-482/472 120,000 29,007 24,237 29,794 3,5 2,0 1,330 128,00 177,00
4T-47487/47420 120,000 32,545 26,195 32,545 3,5 3,3 1,470 147,00 214,00
4T-643/632 136,525 41,275 31,750 41,275 3,5 3,3 2,630 194,00 262,00
4T-H913849/H913810 146,050 39,688 25,400 41,275 3,5 3,3 2,850 199,00 234,00
4T-655/653 146,050 41,275 31,750 41,275 3,5 3,3 3,280 206,00 295,00
4T-745A/742 150,089 46,672 36,512 44,450 3,5 3,3 3,920 261,00 360,00
4T-835/832 168,275 56,363 41,275 53,975 3,5 3,3 6,130 340,00 460,00
4T-482/472X 123,825 29,007 24,605 30,162 3,5 3,3 1,480 128,00 111,00
4T-566/563 127,000 36,170 28,575 36,512 3,5 3,3 1,920 163,00 229,00

69,988 4T-H715347/H715311 136,525 46,038 36,512 46,038 3,5 3,3 3,170 224,00 355,00

70,000
4T-JLM813049/JLM813010PK 110,000 25,000 20,500 26,000 1,0 2,5 0,889 97,00 150,00
4T-JM612949/JM612910PK 115,000 29,000 23,000 29,000 3,0 2,5 1,130 124,00 171,00
4T-484/472 120,000 29,007 24,237 29,794 2,0 2,0 1,330 128,00 177,00

71,438

4T-33281/33462 117,475 30,162 23,812 30,162 3,5 3,3 1,240 117,00 175,00
4T-33281/33472 120,000 30,162 23,444 29,794 3,5 0,8 1,300 117,00 175,00
4T-47490/47420 120,000 32,545 26,195 32,545 3,5 3,3 1,420 147,00 214,00
4T-567A/563 127,000 36,170 28,575 36,512 3,5 3,3 1,870 163,00 229,00
4T-HM813849/HM813810 127,000 36,512 26,988 36,512 3,5 3,3 1,870 163,00 228,00
4T-645/632 136,525 41,275 31,750 41,275 6,4 3,3 2,530 194,00 262,00
4T-H414249/H414210 136,525 41,275 31,750 41,275 3,5 3,3 2,580 226,00 293,00
4T-H715345/H715311 136,525 46,038 36,512 46,038 3,5 3,3 3,110 224,00 355,00
4T-H715345/H715310 139,700 46,038 36,512 46,038 3,5 3,3 3,302 224,00 355,00

73,025
4T-29685/29620 112,712 25,400 19,050 25,400 3,5 3,3 0,873 95,50 151,00
4T-33287/33462 117,475 30,162 23,812 30,162 3,5 3,3 1,190 117,00 175,00
4T-6460/6420 149,225 54,229 44,450 53,975 3,5 3,3 4,420 287,00 410,00

73,817
4T-29688/29620 112,712 25,400 19,050 25,400 1,5 3,3 0,860 95,50 151,00
4T-568/563 127,000 36,170 28,575 36,512 0,8 3,3 1,800 163,00 229,00

75,000

4T-JLM714149/JLM714110PK 115,000 25,000 19,000 25,000 3,0 2,5 0,875 94,50 143,00
4T-JM714249/JM714210PK 120,000 29,500 25,000 31,000 3,0 2,5 1,300 131,00 197,00
4T-JH415647/JH415610PK 140,000 51,000 42,000 51,000 3,0 2,5 3,810 287,00 410,00
4T-JH415647/JH415610 145,000 51,000 42,000 51,000 3,0 2,5 3,810 287,00 410,00

75,987 4T-HM215249/HM215210 131,976 39,000 32,000 39,000 7,0 3,5 2,110 197,00 281,00

Inch range table (by inner diameter)
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76,200

4T-L814749/L814710 109,538 19,050 15,083 19,050 1,5 1,5 0,579 63,00 115,00
4T-34300/34478 121,442 23,012 17,462 24,608 2,0 2,0 0,982 91,00 127,00
4T-34301/34478 121,442 23,012 17,462 24,608 3,5 2,0 0,977 91,00 127,00
4T-42687/42620 127,000 31,000 22,225 30,162 3,5 3,3 1,460 135,00 194,00
4T-47679/47620 133,350 33,338 26,195 33,338 3,5 3,3 1,930 153,00 235,00
4T-575/572 139,992 36,098 28,575 36,512 3,5 3,3 2,430 178,00 265,00
4T-575/572X 139,992 36,098 28,575 36,512 3,5 3,3 2,430 178,00 265,00
4T-HM515745/HM515716 142,138 46,100 33,338 44,450 3,5 3,3 2,860 200,00 278,00
4T-748S/742 150,089 46,672 36,512 44,450 3,5 3,3 3,660 261,00 360,00
4T-9285/9220ST 161,925 46,038 31,750 49,212 3,5 3,3 4,310 255,00 300,00
4T-9378/9321 171,450 50,800 31,750 49,212 3,5 3,3 5,350 265,00 325,00
4T-H917840/H917810 180,975 53,183 35,720 53,975 3,5 3,3 6,570 325,00 415,00
4T-495A/493 136,525 29,769 22,225 30,162 3,5 3,3 1,830 129,00 189,00

77,788

4T-LM814849/LM814810 117,475 25,400 19,050 25,400 3,5 3,3 0,932 99,50 162,00
4T-34306/34478 121,442 23,012 17,462 24,608 3,5 2,0 0,943 91,00 127,00
4T-34306/34500 127,000 23,012 19,842 26,988 3,5 3,3 1,130 91,00 127,00
4T-42690/42620 127,000 31,000 22,225 30,162 3,5 3,3 1,410 135,00 194,00
4T-H715348/H715311 136,525 46,038 36,512 46,038 3,5 3,3 2,840 224,00 355,00

79,974 4T-HM218238/HM218210 146,975 40,000 32,500 40,000 7,0 3,5 2,990 277,00 340,00
80,000 4T-JM515649/JM515610PK 130,000 34,000 28,500 35,000 3,0 2,5 1,710 166,00 249,00

80,962
4T-581/572 139,992 36,098 28,575 36,512 3,5 3,3 2,260 178,00 265,00
4T-47681/47620 133,350 33,338 26,195 33,338 3,5 3,3 1,780 153,00 235,00

82,550

4T-L116149/L116110PX2 115,888 21,433 16,670 20,638 1,5 1,5 0,650 78,00 133,00
4T-27687/27620 125,412 25,400 19,845 25,400 3,5 1,5 1,070 102,00 163,00
4T-495/492A 133,350 29,769 22,225 30,162 3,5 3,3 1,490 129,00 189,00
4T-47686/47620 133,350 33,338 26,195 33,338 3,5 3,3 1,720 153,00 235,00
4T-580/572 139,992 36,098 28,575 36,512 3,5 3,3 2,200 178,00 265,00
4T-663/653 146,050 41,275 31,750 41,275 3,5 3,3 2,780 206,00 295,00
4T-749A/742 150,089 46,672 36,512 44,450 3,5 3,3 3,370 261,00 360,00
4T-842/832 168,275 56,363 41,275 53,975 3,5 3,3 5,460 340,00 460,00
4T-495/493 136,525 29,769 22,225 30,162 3,5 3,3 1,640 129,00 189,00
4T-47687/47620 133,350 33,338 26,195 33,338 6,8 3,3 1,710 153,00 235,00
4T-580/572X 139,992 36,098 28,575 36,512 3,5 3,3 2,200 178,00 265,00
4T-6559/6535 161,925 55,100 42,862 53,975 3,5 3,3 5,099 310,00 460,00

83,345 4T-27690/27620 125,412 25,400 19,845 25,400 3,5 1,5 1,050 102,00 163,00
84,976 4T-27695/27620 125,412 25,400 19,845 25,400 5,0 1,5 0,810 102,00 163,00

85,000
4T-JM716649/JM716610 130,000 29,000 24,000 30,000 3,0 2,5 1,390 135,00 214,00
4T-JM716648/JM716610PK 130,000 29,000 24,000 30,000 6,0 2,5 1,320 135,00 214,00

85,026 4T-749/742 150,089 46,672 36,512 44,450 3,5 3,3 3,250 261,00 360,00

85,725

4T-497/492A 133,350 29,769 22,225 30,162 3,5 3,3 1,430 129,00 189,00
4T-497/493 136,525 29,769 22,225 30,162 3,5 3,3 1,550 129,00 189,00
4T-665/653 146,050 41,275 31,750 41,275 3,5 3,3 2,650 206,00 295,00
4T-HM617049/HM617010 142,138 42,862 34,133 42,862 4,8 3,3 2,690 216,00 350,00

88,900

4T-L217849/L217810 123,825 20,638 16,670 20,638 1,5 1,5 0,737 80,00 141,00
4T-42350/42584 148,430 28,971 21,433 28,575 3,0 3,0 1,960 138,00 215,00
4T-HM518445/HM518410 152,400 39,688 30,162 39,688 6,4 3,3 2,810 252,00 365,00
4T-759/752 161,925 48,260 38,100 47,625 3,5 3,3 4,090 270,00 385,00
4T-6580/6535 161,925 55,100 42,862 53,975 3,5 3,3 4,730 310,00 460,00
4T-850/832 168,275 56,363 41,275 53,975 3,5 3,3 5,080 340,00 460,00
4T-98350/98788 200,000 49,212 34,925 52,761 3,5 3,3 7,550 345,00 470,00
4T-HH221434/HH221410 190,500 57,531 46,038 57,150 8,0 3,3 7,940 445,00 610,00

89,974 4T-HM218248/HM218210 146,975 40,000 32,500 40,000 7,0 3,5 2,550 227,00 340,00

90,000

4T-JM718149/JM718110PK 140,000 34,000 27,000 35,000 3,0 2,5 2,140 189,00 279,00
4T-JHM318448/JHM318410 155,000 44,000 35,500 44,000 3,0 2,5 3,320 270,00 385,00
4T-6581X/6525X 160,000 55,100 44,450 53,975 3,0 3,0 4,470 310,00 460,00
4T-J90354/J90748 190,000 46,038 31,750 50,800 3,5 3,3 6,320 281,00 365,00

92,075
4T-47890/47820 146,050 34,925 26,195 33,338 3,5 3,3 2,080 163,00 266,00
4T-598A/592A 152,400 36,322 30,162 39,688 6,4 3,3 2,630 180,00 279,00

95,000
4T-JL819349/JL819310 135,000 20,000 14,000 20,000 5,0 2,5 0,840 76,50 129,00
4T-JM719149/JM719113 150,000 34,000 27,000 35,000 3,0 2,5 2,190 180,00 279,00
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95,250

4T-LL319349/LL319310 128,587 15,083 11,908 15,875 1,5 1,5 0,530 61,00 99,00
4T-L319249/L319210 130,175 21,433 16,670 20,638 1,5 1,5 0,789 81,00 147,00
4T-47896/47820 146,050 34,925 26,195 33,338 3,5 3,3 1,950 163,00 266,00
4T-42375/42584 148,430 28,971 21,433 28,575 3,0 3,0 1,750 138,00 215,00
4T-594/593X 150,000 36,322 27,000 35,992 3,5 3,0 2,200 174,00 267,00
4T-594/592A 152,400 36,322 30,162 39,688 3,5 3,3 2,510 180,00 279,00
4T-594A/592A 152,400 36,322 30,162 39,688 5,0 3,3 2,510 180,00 279,00
4T-683/672 168,275 41,275 30,162 41,275 3,5 3,3 3,720 222,00 340,00
4T-594/592 147,638 36,322 26,192 35,717 5,0 3,3 2,090 180,00 279,00

96,838 4T-42381/42584 148,430 28,971 21,433 28,575 3,5 3,0 1,690 138,00 215,00
96,838 4T-90381/90744 188,912 46,038 31,750 50,800 3,5 3,3 5,670 281,00 365,00

98,425
4T-52387/52618 157,162 36,116 26,195 36,512 3,5 3,3 2,620 188,00 305,00
4T-HH421246/HH421210 184,150 63,500 52,388 63,500 6,4 3,3 7,530 435,00 675,00

99,974 4T-HM220149/HM220110 156,975 42,000 34,000 42,000 8,0 3,5 2,820 248,00 380,00

100,000
4T-JM720249/JM720210 155,000 35,000 28,000 36,000 3,0 2,5 2,400 192,00 310,00
4T-JHM720249/JHM720210 160,000 40,000 32,000 41,000 3,0 2,5 3,040 235,00 370,00

100,012 4T-52393/52618 157,162 36,116 26,195 36,512 3,5 3,3 2,550 188,00 305,00

101,600

4T-L420449/L420410 136,525 21,433 16,670 21,433 1,5 1,5 0,850 85,00 159,00
4T-52401/52618 157,162 36,116 26,195 36,512 8,0 3,3 2,410 188,00 300,00
4T-52400/52618 157,162 36,116 26,195 36,512 3,5 3,3 2,480 188,00 305,00
4T-687/672 168,275 41,275 30,162 41,275 3,5 3,3 3,400 222,00 340,00
4T-780/772 180,975 48,006 38,100 47,625 3,5 3,3 5,110 285,00 430,00
4T-HH221449/HH221410 190,500 57,531 46,038 57,150 8,0 3,3 7,060 445,00 610,00
4T-98400/98788 200,000 49,212 34,925 52,761 3,5 3,3 6,820 345,00 470,00
4T-HH224335/HH224310 212,725 66,675 53,975 66,675 7,0 3,3 11,300 575,00 810,00
4T-HH923649/HH923610 250,825 73,025 50,800 76,200 6,4 6,4 17,480 590,00 750,00
4T-861/854 190,500 57,531 44,450 57,150 8,0 3,3 7,000 380,00 555,00

104,775 4T-782/772 180,975 48,006 38,100 47,625 3,5 3,3 4,920 285,00 430,00
106,362 4T-56418/56650 165,100 36,512 26,988 36,512 3,5 3,3 2,700 191,00 315,00

107,950

4T-37425/37625 158,750 21,438 15,875 23,020 3,5 3,3 1,370 102,00 166,00
4T-48190/48120 161,925 34,925 26,988 34,925 3,5 3,3 2,340 159,00 266,00
4T-56426/56650 165,100 36,512 26,988 36,512 8,0 3,3 2,550 191,00 315,00
4T-56425/56650 165,100 36,512 26,988 36,512 3,5 3,3 2,690 191,00 315,00
4T-936/932 212,725 66,675 53,975 66,675 8,0 3,3 10,700 475,00 695,00

109,538
4T-37431/37625 158,750 21,438 15,875 23,020 3,5 3,3 1,330 102,00 166,00
4T-37431A/37625 158,750 21,438 15,875 23,020 3,5 3,3 1,330 102,00 166,00

109,975 4T-64432/64708 179,975 41,275 30,162 41,275 3,5 3,3 3,850 232,00 375,00

109,987
4T-LM522548/LM522510 159,987 34,925 26,988 34,925 8,0 3,3 2,240 167,00 320,00
4T-LM522549/LM522510 159,987 34,925 26,988 34,925 3,5 3,3 2,270 167,00 320,00

110,000
4T-JM822049/JM822010 165,000 35,000 26,500 35,000 3,0 2,5 2,520 191,00 315,00
4T-JHM522649/JHM522610 180,000 46,000 38,000 47,000 3,0 2,5 4,610 305,00 480,00

111,125 4T-H924045/H924010 214,312 52,388 39,688 55,562 3,5 3,3 8,180 405,00 560,00
114,975 4T-HH224349/HH224310V2 212,725 66,675 53,975 66,675 7,0 3,3 10,370 575,00 810,00
117,475 4T-68462/68712 180,975 31,750 25,400 34,925 3,5 3,3 2,780 169,00 245,00

120,650

4T-L624549/L624510 160,338 21,433 16,670 21,433 1,5 1,5 1,160 92,50 188,00
4T-HH228340/HH228310 254,000 82,550 61,912 77,788 9,7 6,4 18,800 740,00 1070,00
4T-HH228340/HH228310V3 254,000 82,550 61,912 77,788 9,7 6,4 19,420 740,00 1070,00
4T-HH228340/HH228318V4 259,974 82,550 61,912 77,788 9,7 6,4 19,420 740,00 1070,00

123,825 4T-48286/48220 182,562 38,100 33,338 39,688 3,5 3,3 3,520 224,00 435,00
125,298 4T-HM926745/HM926710 228,600 49,428 38,100 53,975 3,5 3,3 8,870 430,00 620,00

127,000

4T-LL225749/LL225710 165,895 17,462 13,495 18,257 1,5 1,5 0,920 81,50 144,00
4T-L225849/L225810 169,862 26,195 20,638 25,400 1,5 1,5 1,610 123,00 246,00
4T-48290/48220 182,562 38,100 33,338 39,688 3,5 3,3 3,330 224,00 435,00
4T-67388/67322 196,850 46,038 38,100 46,038 3,5 3,3 5,100 310,00 550,00
4T-95500/95925 234,950 63,500 49,212 63,500 6,4 3,3 12,000 525,00 825,00
4T-HH228349/HH228310 254,000 82,550 61,912 77,788 9,7 6,4 19,500 740,00 1070,00

133,350

4T-L327249/L327210 177,008 26,195 20,638 25,400 1,5 1,5 1,700 126,00 259,00
4T-48385/48320 190,500 39,688 33,338 39,688 3,5 3,3 3,640 236,00 475,00
4T-67390/67322 196,850 46,038 38,100 46,038 3,5 3,3 4,630 310,00 550,00
4T-95525/95925 234,950 63,500 49,212 63,500 9,7 3,3 11,300 525,00 825,00

136,525 4T-48393/48320 190,500 39,688 33,338 39,688 3,5 3,3 3,430 236,00 475,00
139,700 4T-898/892 228,600 57,150 44,450 57,150 3,5 3,3 8,760 445,00 735,00

Inch range table (by inner diameter)
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Inner
diameter

(mm) NTN reference
Outer

diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load 

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)
142,875 4T-48685/48620 200,025 39,688 34,130 41,275 3,5 3,3 3,890 239,00 490,00
146,050 4T-36690/36620 193,675 28,575 23,020 28,575 1,5 1,5 2,270 165,00 340,00

152,400
4T-M231649/M231610 222,250 46,830 34,925 46,830 3,5 1,5 5,770 315,00 585,00
4T-99600/99100 254,000 66,675 47,625 66,675 7,0 3,3 12,470 550,00 910,00

158,750
4T-L433749/L433710 205,580 23,810 18,260 23,810 1,5 1,5 1,890 126,00 247,00
4T-L432349/L432310 205,583 23,812 18,258 23,812 1,5 1,5 1,890 126,00 247,00

170,000
4T-JHM534149/JHM534110PK 230,000 38,000 31,000 39,000 3,0 2,5 4,320 282,00 520,00
4T-JM734449/JM734410 240,000 44,500 37,000 46,000 3,0 2,5 6,280 325,00 590,00

174,625 4T-67787/67720 247,650 47,625 38,100 47,625 3,5 3,3 6,960 340,00 690,00

177,800
4T-36990/36920 227,012 30,162 23,020 30,162 1,5 1,5 2,920 181,00 415,00
4T-67790/67720 247,650 47,625 38,100 47,625 3,5 3,3 6,570 340,00 690,00
4T-M236849/M236810 260,350 53,975 41,275 53,975 3,5 3,3 9,050 445,00 825,00

180,000 4T-JM736149/JM736110 250,000 45,000 37,000 47,000 3,0 2,5 6,760 370,00 710,00
187,325 4T-M238849/M238810 269,875 55,562 42,862 55,563 3,5 3,3 9,880 460,00 875,00
190,000 4T-JM738249/JM738210 260,000 44,000 36,500 46,000 3,0 2,5 6,850 365,00 720,00
196,850 4T-LL639249/LL639210 241,300 23,017 17,462 23,812 1,5 1,5 2,070 160,00 330,00

  



Metric range table (by inner diameter)

Inner
diameter

(mm)
Simplified
reference

NTN
reference

Outer
diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

15
30202 30202 35 11 10.0 11.75 0.6 0.6 0.052 13.4 12.3
30302 4T-30302 42 13 11.0 14.25 1.0 1.0 0.098 23.2 20.8

17
30203 4T-30203 40 12 11.0 13.25 1.0 1.0 0.080 20.5 20.3
30303 4T-30303 47 14 12.0 15.25 1.0 1.0 0.134 28.9 26.3

20

32004 4T-32004X 42 15 12.0 15.00 0.6 0.6 0.097 24.9 27.9
30204 4T-30204 47 14 12.0 15.25 1.0 1.0 0.127 28.2 28.7
32204 4T-32204 47 18 15.0 19.25 1.0 1.0 0.160 36.5 39.5
30304 4T-30304 52 15 13.0 16.25 1.5 1.5 0.169 35.5 34.0
32304 4T-32304 52 21 18.0 22.25 1.5 1.5 0.245 46.5 48.5

22 320/22 4T-320/22X 44 15 11.5 15.00 0.6 0.6 0.106 27.0 31.5

25

32005 4T-32005X 47 15 11.5 15.00 0.6 0.6 0.114 27.8 33.5
33005 4T-33005 47 17 14.0 17.00 0.6 0.6 0.130     32.5 40.5
30205 4T-30205 52 15 13.0 16.25 1.0 1.0 0.154 31.5 34.0
32205 4T-32205 52 18 16.0 19.25 1.0 1.0 0.181 38.0 43.0
33205 4T-33205 52 22 18.0 22.00 1.0 1.0 0.217 47.5 57.5
31305 4T-30305D 62 17 13.0 18.25 1.5 1.5 0.284 40.5 43.5
30305 4T-30305 62 17 15.0 18.25 1.5 1.5 0.272 48.5 47.5
32305 4T-32305 62 24 20.0 25.25 1.5 1.5 0.381 61.5 64.5

28
320/28 4T-320/28X 52 16 12.0 16.00 1.0 1.0 0.146 33.0 40.5
302/28 4T-302/28 58 16 14.0 17.25 1.0 1.0 0.203 42.0 44.5

30

32006 4T-32006X 55 17 13.0 17.00 1.0 1.0 0.166 37.5 46.0
33006 4T-33006 55 20 16.0 20.00 1.0 1.0 0.201 42.5 54.0
30206 4T-30206 62 16 14.0 17.25 1.0 1.0 0.241 43.5 48.0
32206 4T-32206 62 20 17.0 21.25 1.0 1.0 0.301 54.5 64.0
33206 4T-33206 62 25 19.5 25.00 1.0 1.0 0.344 65.0 77.0
31306 4T-30306D 72 19 14.0 20.75 1.5 1.5 0.398 48.5 51.5
30306 4T-30306 72 19 16.0 20.75 1.5 1.5 0.408 60.0 61.0
32306 4T-32306 72 27 23.0 28.75 1.5 1.5 0.583 81.0 90.0

32
320/32 4T-320/32X 58 17 13.0 17.00 1.0 1.0 0.181 37.0 46.5
302/32 302/32 65 17 15.0 18.25 1.0 1.0 0.260 41.5 44.0

35

32007 4T-32007X 62 18 14.0 18.00 1.0 1.0 0.224 41.5 52.5
30207 4T-30207 72 17 15.0 18.25 1.5 1.5 0.344 55.5 61.5
32207 4T-32207 72 23 19.0 24.25 1.5 1.5 0.457 72.5 87.0
33207 4T-33207 72 28 22.0 28.00 1.5 1.5 0.531 87.5 109.0
31307 4T-30307D 80 21 15.0 22.75 2.0 1.5 0.530 63.5 70.0
30307 4T-30307 80 21 18.0 22.75 2.0 1.5 0.540 75.0 77.0
32307 4T-32307 80 31 25.0 32.75 2.0 1.5 0.787 101.0 115.0

40

32008 4T-32008X 68 19 14.5 19.00 1.0 1.0 0.273 50.0 65.5
33008 4T-33008 68 22 18.0 22.00 1.0 1.0 0.312 59.5 82.5
30208 4T-30208 80 18 16.0 19.75 1.5 1.5 0.435 61.0 67.0
32208 4T-32208 80 23 19.0 24.75 1.5 1.5 0.558 79.5 93.5
33208 4T-33208 80 32 25.0 32.00 1.5 1.5 0.728 103.0 132.0
31308 4T-30308D 90 23 17.0 25.25 2.0 1.5 0.738 77.0 85.5
30308 4T-30308 90 23 20.0 25.25 2.0 1.5 0.769 91.5 102.0
32308 4T-32308 90 33 27.0 35.25 2.0 1.5 1.080 122.0 150.0

45

32009 4T-32009X 75 20 15.5 20.00 1.0 1.0 0.346 57.5 76.5
33109 4T-33109 80 26 20.5 26.00 1.5 1.5 0.542 84.5 115.0
30209 4T-30209 85 19 16.0 20.75 1.5 1.5 0.495 67.5 78.5
32209 4T-32209 85 23 19.0 24.75 1.5 1.5 0.607 82.0 100.0
33209 4T-33209 85 32 25.0 32.00 1.5 1.5 0.783 107.0 141.0
31309 4T-30309D 100 25 18.0 27.25 2.0 1.5 0.958 96.0 109.0
30309 4T-30309 100 25 22.0 27.25 2.0 1.5 1.010 111.0 126.0
32309 32309U 100 36 30.0 38.25 2.0 1.5 1.460 154.0 191.0
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Metric range table (by inner diameter)

Inner
diameter

(mm)
Simplified
reference

NTN
reference

Outer
diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

50

32910 32910 72 14 12.0 15.00 0.6 0.6 0.191 35.5 57.0
32010 4T-32010X 80 20 15.5 20.00 1.0 1.0 0.366 62.5 88.0
33010 4T-33010 80 24 19.0 24.00 1.0 1.0 0.433 69.5 103.0
33110 4T-33110 85 26 20.0 26.00 1.5 1.5 0.580 86.5 121.0
30210 4T-30210 90 20 17.0 21.75 1.5 1.5 0.563 77.0 93.0
32210 4T-32210 90 23 19.0 24.75 1.5 1.5 0.648 87.5 109.0
33210 4T-33210 90 32 24.5 32.00 1.5 1.5 0.852 115.0 158.0
31310 4T-30310D 110 27 19.0 29.25 2.0 2.0 1.250 113.0 130.0
30310 4T-30310 110 27 23.0 29.25 2.0 2.0 1.310 133.0 152.0
32310 32310U 110 40 33.0 42.25 2.0 2.0 1.920 184.0 232.0

55

32911 32911XU 80 17 14.0 17.00 1.0 1.0 0.274 44.5 73.5
32011 4T-32011X 90 23 17.5 23.00 1.5 1.5 0.563 80.5 118.0
33011 4T-33011 90 27 21.0 27.00 1.5 1.5 0.643 91.5 138.0
33111 4T-33111 95 30 23.0 30.00 1.5 1.5 0.846 111.0 155.0
30211 4T-30211 100 21 18.0 22.75 2.0 1.5 0.740 93.0 111.0
32211 4T-32211 100 25 21.0 26.75 2.0 1.5 0.876 108.0 134.0
33211 4T-33211 100 35 27.0 35.00 2.0 1.5 1.150 138.0 188.0
31311 4T-30311D 120 29 21.0 31.50 2.0 2.0 1.590 132.0 154.0
30311 4T-30311 120 29 25.0 31.50 2.0 2.0 1.660 155.0 179.0
32311 32311U 120 43 35.0 45.50 2.0 2.0 2.440 215.0 275.0

60

32912 32912XA 85 17 14.0 17.00 1.0 1.0 0.296 51.0 83.0
32012 32012XU 95 23 17.5 23.00 1.5 1.5 0.576 82.0 123.0
33012 4T-33012 95 27 21.0 27.00 1.5 1.5 0.684 93.5 145.0
33112 33112U 100 30 23.0 30.00 1.5 1.5 0.912 113.0 164.0
30212 4T-30212 110 22 19.0 23.75 2.0 1.5 0.949 105.0 125.0
32212 32212U 110 28 24.0 29.75 2.0 1.5 1.180 130.0 164.0
33212 33212U 110 38 29.0 38.00 2.0 1.5 1.550 161.0 223.0
31312 4T-30312D 130 31 22.0 33.50 2.5 2.0 1.970 150.0 176.0
30312 30312U 130 31 26.0 33.50 2.5 2.0 2.060 180.0 210.0
32312 32312U 130 46 37.0 48.50 2.5 2.0 3.020 244.0 315.0

65

32913 32913XU 90 17 14.0 17.00 1.0 1.0 0.315 48.5 85.0
32013 32013XU 100 23 17.5 23.00 1.5 1.5 0.630 83.0 128.0
33013 4T-33013 100 27 21.0 27.00 1.5 1.5 0.732 97.5 156.0
33113 4T-33113 110 34 26.5 34.00 1.5 1.5 1.280 144.0 211.0
30213 4T-30213 120 23 20.0 24.75 2.0 1.5 1.180 123.0 148.0
32213 32213U 120 31 27.0 32.75 2.0 1.5 1.580 159.0 206.0
33213 33213U 120 41 32.0 41.00 2.0 1.5 1.980 195.0 265.0
31313 4T-30313D 140 33 23.0 36.00 2.5 2.0 2.420 173.0 204.0
30313 30313U 140 33 28.0 36.00 2.5 2.0 2.550 203.0 238.0
32313 32313U 140 48 39.0 51.00 2.5 2.0 3.660 273.0 350.0

70

32914 32914XU 100 20 16.0 20.00 1.0 1.0 0.487 68.5 110.0
32014 32014XU 110 25 19.0 25.00 1.5 1.5 0.848 105.0 160.0
33014 33014U 110 31 25.5 31.00 1.5 1.5 1.070 127.0 204.0
33114 33114U 120 37 29.0 37.00 2.0 1.5 1.660 171.0 251.0
30214 30214U 125 24 21.0 26.25 2.0 1.5 1.260 131.0 162.0
32214 32214U 125 31 27.0 33.25 2.0 1.5 1.680 166.0 220.0
33214 33214U 125 41 32.0 41.00 2.0 1.5 2.100 201.0 282.0
31314 4T-30314D 150 35 25.0 38.00 2.5 2.0 2.920 193.0 229.0
30314 30314U 150 35 30.0 38.00 2.5 2.0 3.060 230.0 272.0
32314 32314U 150 51 42.0 54.00 2.5 2.0 4.460 310.0 405.0

75

32915 32915XU 105 20 16.0 20.00 1.0 1.0 0.511 69.5 114.0
32015 32015XU 115 25 19.0 25.00 1.5 1.5 0.909 106.0 167.0
33015 33015U 115 31 25.5 31.00 1.5 1.5 1.110 111.0 186.0
33115 4T-33115 125 37 29.0 37.00 2.0 1.5 1.740 170.0 252.0
30215 4T-30215 130 25 22.0 27.25 2.0 1.5 1.410 139.0 175.0
32215 32215U 130 31 27.0 33.25 2.0 1.5 1.740 168.0 224.0
33215 33215U 130 41 31.0 41.00 2.0 1.5 2.200 208.0 298.0
31315 30315DU 160 37 26.0 40.00 2.5 2.0 3.470 215.0 256.0
30315 30315U 160 37 31.0 40.00 2.5 2.0 3.570 255.0 305.0
32315 32315U 160 55 45.0 58.00 2.5 2.0 5.350 355.0 470.0
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Metric range table (by inner diameter)

Inner
diameter

(mm)
Simplified
reference

NTN
reference

Outer
diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

80

32916 32916XU 110 20 16.0 20.00 1.0 1.0 0.540 72.0 121.0
32016 32016XU 125 29 22.0 29.00 1.5 1.5 1.280 139.0 216.0
33016 33016U 125 36 29.5 36.00 1.5 1.5 1.600 173.0 284.0
33116 33116U 130 37 29.0 37.00 2.0 1.5 1.870 179.0 276.0
30216 30216U 140 26 22.0 28.25 2.0 2.0 1.720 160.0 200.0
32216 32216U 140 33 28.0 35.25 2.0 2.0 2.180 199.0 265.0
33216 33216U 140 46 35.0 46.00 2.0 2.0 2.920 250.0 365.0
31316 30316DU 170 39 27.0 42.50 2.5 2.0 4.110 236.0 283.0
30316 30316U 170 39 33.0 42.50 2.5 2.0 4.410 291.0 350.0
32316 32316U 170 58 48.0 61.50 2.5 2.0 6.410 395.0 525.0

85

32917 32917XU 120 23 18.0 23.00 1.5 1.5 0.773 94.0 157.0
32017 32017XU 130 29 22.0 29.00 1.5 1.5 1.350 142.0 224.0
33017 33017U 130 36 29.5 36.00 1.5 1.5 1.700 176.0 296.0
33117 33117U 140 41 32.0 41.00 2.0 2.0 2.440 211.0 330.0
30217 30217U 150 28 24.0 30.50 2.0 2.0 2.140 183.0 232.0
32217 32217U 150 36 30.0 38.50 2.0 2.0 2.750 224.0 300.0
33217 33217U 150 49 37.0 49.00 2.0 2.0 3.580 284.0 420.0
31317 30317DU 180 41 28.0 44.50 3.0 2.5 4.850 247.0 293.0
30317 30317U 180 41 34.0 44.50 3.0 2.5 5.200 305.0 365.0
32317 32317U 180 60 49.0 63.50 3.0 2.5 7.150 405.0 525.0

90

32918 32918XU 125 23 18.0 23.00 1.5 1.5 0.817 97.5 168.0
32018 32018XU 140 32 24.0 32.00 2.0 1.5 1.790 168.0 270.0
33018 33018U 140 39 32.5 39.00 2.0 1.5 2.180 215.0 360.0
33118 33118U 150 45 35.0 35.00 2.0 2.0 3.110 253.0 400.0
30218 30218U 160 30 26.0 32.50 2.0 2.0 2.660 208.0 267.0
32218 32218U 160 40 34.0 42.50 2.0 2.0 3.490 262.0 360.0
33218 33218U 160 55 42.0 55.00 2.0 2.0 4.620 325.0 490.0
31318 30318DU 190 43 30.0 46.50 3.0 2.5 5.660 270.0 320.0
30318 30318U 190 43 36.0 46.50 3.0 2.5 6.030 335.0 405.0
32318 32318U 190 64 53.0 67.50 3.0 2.5 8.570 450.0 595.0

95

32919 32919XU 130 23 18.0 23.00 1.5 1.5 0.851 101.0 178.0
32019 32019XU 145 32 24.0 32.00 2.0 1.5 1.830 171.0 280.0
33019 4T-33019 145 39 32.5 39.00 2.0 1.5 2.270 219.0 375.0
30219 30219U 170 32 27.0 34.50 2.5 2.0 3.070 226.0 290.0
32219 32219U 170 43 37.0 45.50 2.5 2.0 4.300 299.0 415.0
31319 30319DU 200 45 32.0 49.50 3.0 2.5 6.470 296.0 355.0
30319 30319U 200 45 38.0 49.50 3.0 2.5 6.980 365.0 445.0
32319 32319U 200 67 55.0 71.50 3.0 2.5 10.100 505.0 670.0

100

32920 32920XU 140 25 20.0 25.00 1.5 1.5 1.140 121.0 206.0
32020 32020XU 150 32 24.0 32.00 2.0 1.5 1.910 170.0 281.0
33020 33020U 150 39 32.5 39.00 2.0 1.5 2.370 224.0 390.0
30220 30220U 180 34 29.0 37.00 2.5 2.0 3.780 258.0 335.0
32220 32220U 180 46 39.0 49.00 2.5 2.0 5.120 330.0 465.0
33220 33220U 180 63 48.0 63.00 2.5 2.0 6.760 415.0 650.0
30320 30320U 215 47 39.0 51.50 3.0 2.5 8.560 410.0 500.0
31320 31320XU 215 51 35.0 56.50 3.0 2.5 8.670 355.0 435.0
32320 32320U 215 73 60.0 77.50 3.0 2.5 12.700 570.0 770.0

105

32921 32921XA 145 25 20.0 25.00 1.5 1.5 1.200 126.0 219.0
32021 32021XU 160 35 26.0 35.00 2.0 2.0 2.420 201.0 335.0
33021 33021U 160 43 34.0 43.00 2.0 2.0 3.000 245.0 420.0
30221 30221U 190 36 30.0 39.00 2.5 2.0 4.390 287.0 380.0
32221 32221U 190 50 43.0 53.00 2.5 2.0 6.250 380.0 540.0
30321 30321U 225 49 41.0 53.50 3.0 2.5 9.790 435.0 530.0
32321 32321U 225 77 63.0 81.50 3.0 2.5 14.500 610.0 825.0
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Metric range table (by inner diameter)

Inner
diameter

(mm)
Simplified
reference

NTN
reference

Outer
diameter 

Width (mm) Maximum radii (mm)
Weight (kg)

Capacities (kN)

Inner ring Outer ring Total Shaft link Housing link Dynamic load Static load

(d) (D) (B) (C) (T) (ras max)  (r1as max) (C) (C0)

110

32922 32922XA 150 25 20.0 25.00 1.5 1.5 1.230 127.0 226.0
32022 32022XU 170 38 29.0 38.00 2.0 2.0 3.070 236.0 390.0
33022 33022U 170 47 37.0 47.00 2.0 2.0 3.800  288.0 500.0
33122 33122UE1 180 56 43.0 56.00 2.0 2.0 5.520 360.0 610.0
30222 30222U 200 38 32.0 41.00 2.5 2.0 5.180 325.0 435.0
32222 32222U 200 53 46.0 56.00 2.5 2.0 7.430 420.0 605.0
30322 30322U 240 50 42.0 54.50 3.0 2.5 11.400 480.0 590.0
32322 32322U 240 80 65.0 84.50 3.0 2.5 18.000 705.0 970.0

120

32924 32924 165 27 23.0 29.00 1.5 1.5 1.650 118.0 205.0
32024 32024XU 180 38 29.0 38.00 2.0 2.0 3.250 245.0 420.0
33024 33024U 180 48 38.0 48.00 2.0 2.0 4.140 293.0 520.0
30224 30224U 215 40 34.0 43.50 2.5 2.0 6.230 345.0 470.0
32224 32224U 215 58 50.0 61.50 2.5 2.0 9.080 460.0 680.0
30324 30324U 260 55 46.0 59.50 3.0 2.5 14.200 560.0 695.0
32324 32324U 260 86 69.0 90.50 3.0 2.5 22.400 815.0 1130.0

130

32926 32926 180 30 26.0 32.00 2.0 2.0 2.220 142.0 252.0
32026 32026XU 200 45 34.0 45.00 2.0 2.0 4.960 320.0 545.0
30226 30226U 230 40 34.0 43.75 3.0 2.5 7.250 375.0 505.0
32226 32226U 230 64 54.0 67.75 3.0 2.5 11.200 530.0 815.0
30326 30326U 280 58 49.0 63.75 4.0 3.0 17.400 650.0 830.0

140

32928 32928XU 190 32 25.0 32.00 2.0 1.5 2.510 200.0 375.0
32028 32028XU 210 45 34.0 45.00 2.0 2.0 5.280 330.0 580.0
33028 33028U 210 56 44.0 56.00 2.0 2.0 6.590 390.0 715.0
30228 30228U 250 42 36.0 45.75 3.0 2.5 9.260 420.0 570.0
32228 32228U 250 68 58.0 71.75 3.0 2.5 14.100 610.0 920.0
30328 30328U 300 62 53.0 67.75 4.0 3.0 21.200 735.0 950.0

150

32930 32930XU 210 38 30.0 38.00 2.0 2.0 3.920 268.0 490.0
32030 32030XU 225 48 36.0 48.00 2.5 2.0 6.370 370.0 655.0
33030 4T-33030 225 59 46.0 59.00 2.5 2.0 8.070 460.0 860.0
30230 30230U 270 45 38.0 49.00 3.0 2.5 11.200 450.0 605.0
32230 32230U 270 73 60.0 77.00 3.0 2.5 18.200 700.0 1070.0

160

32932 32932XU 220 38 30.0 38.00 2.0 2.0 4.150 276.0 520.0
32032 32032XU 240 51 38.0 51.00 2.5 2.0 7.800 435.0 790.0
30232 30232U 290 48 40.0 52.00 3.0 2.5 12.900 525.0 720.0
32232 4T-32232 290 80 67.0 84.00 3.0 2.5 23.500 890.0 1420.0

170

32934 32934XU 230 38 30.0 38.00 2.0 2.0 4.400 286.0 560.0
32034 32034XU 260 57 43.0 57.00 2.5 2.0 10.500 500.0 895.0
30234 30234U 310 52 43.0 57.00 4.0 3.0 17.000 610.0 845.0
32234 32234UUTG 310 86 71.0 91.00 4.0 3.0 28.700 1000.0 1600.0

180
32936 32936XU 250 45 34.0 45.00 2.0 2.0 6.540 350.0 700.0
30236 30236U 320 52 43.0 57.00 4.0 3.0 17.700 630.0 890.0
32236 32236UUTG 320 86 71.0 91.00 4.0 3.0 30.700 1030.0 1690.0

190

32938 32938XU 260 45 34.0 45.00 2.0 2.0 6.770 355.0 710.0
32038 32038XUE1 290 64 48.0 64.00 2.5 2.0 15.100 655.0 1210.0
30238 30238U 340 55 46.0 60.00 4.0 3.0 20.800 715.0 1000.0
32238 32238U 340 92 75.0 97.00 4.0 3.0 36.100 1150.0 1850.0

200
32940 32940XUE1 280 51 39.0 51.00 2.5 2.0 8.880 485.0 895.0
32040 32040XUE1 310 70 53.0 70.00 2.5 2.0 19.300 800.0 1470.0

220 32044 4T-32044X 340 76 57.0 76.00 3.0 2.5 25.000 920.0 1690.0
240 32048 4T-32048X 360 76 57.0 76.00 3.0 2.5 26.800 930.0 1760.0
260 32052 32052XU 400 87 65.0 87.00 4.0 3.0 39.400 1200.0 2270.0
360 32972 32972XUE1 480 76 57.0 76.00 3.0 2.5 36.600 1050.0 2330.0
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